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Serviceangebot für den Channel

Zahlen & Fakten

ca. 6,9 Mrd.
USD Umsatz

ca. 27.000
Mitarbeitende 
weltweit

mehr als 130
bediente Länder

über 50 Jahre
in der Branche

Nr. 1 im Thermal- 
Management3

Nr. 1 bei großen, 3-phasigen USV4

und Power Switching
sowie Distribution5

The world depends on data we power and cool.

Vertiv Unternehmensprofil

In der heutigen Welt ist Technologie aus unserem Alltag nicht mehr wegzudenken. Ob bei der Arbeit, im Privatleben oder überall 
dazwischen – wir sind ständig vernetzt und tauschen Daten aus. Diese Vernetzung ist nicht nur ein Trend, sondern ein fester 
Bestandteil unserer Gesellschaft und der Schlüssel zum menschlichen Fortschritt. Bei Vertiv wissen wir, dass es einen smarteren 
Weg gibt, mit der wachsenden Datenflut umzugehen – einen Weg, der von Leidenschaft und Innovation geprägt ist.

Als Branchenexperten arbeiten wir mit unseren Kunden zusammen, um zukunftsfähige Infrastrukturen zu entwickeln und aufzubauen. 
Wir nutzen unser Portfolio an Hardware, Software, Analytik und Services, damit die zentralen Anwendungen unserer Kunden 
kontinuierlich laufen, optimal funktionieren und mit den Geschäftsanforderungen skaliert werden können.

Rechenzentren: Hyperscale/Cloud, Colocation, Enterprise und Edge

Kommunikationsnetze: Makrostandort, Zentrale, kleine Zellen und Rechenzentren

Gewerbe und Industrie: Gesundheitswesen, verarbeitendes Gewerbe, Bahn/Massentransport, Stromerzeugung sowie Öl und Gas

Anmerkung: 1 basierend auf dem Umsatz im Geschäftsjahr 2023; 2 Marktsegment auf 5% gerundet; 3 Dell’Oro Data Center Physical Infrastructure Bericht 2023. 4 Omdia Unterbrechungsfreie Stromversorgungssysteme (USV) 
Hardware Tracker 2023, >250 kva; 5 Omdia Data Center Power Distribution Equipment Tracker 2023. Alle sonstigen, Unternehmensinformationen zum 31. Dezember 2023.

Kunden, die in einigen der kritischsten 
Branchen der Welt tätig sind.

10%

15%

75%

Rechenzentren

Kommunikationsnetze

Gewerbe und Industrie

Marktsegment1, 2

Weltweite Niederlassungen
und Lieferkettennetz.

23%

12%

65%

Kritische Infrastruktur und Lösungen

Dienstleistungen und Ersatzteile

Integrierte Rack-Lösungen

Portafolio1

Nord-, Mittel- und Südamerika

Europa, Naher Osten und Afrika

Asiatisch-Pazifischer Raum

Breites Angebot an Energie-, Thermal-, 
IT- und Edge-Infrastruktur, Lösungen 
und Service-Portfolio.

22%

22%
56%

Globale Präsenz1
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Avocent® 
IT-Management

Albér™
Batterieüberwachung

Liebert®
Wechselstrom- und 
Thermalmanagement

Geist™
Rack-PDU

Energy Labs™
Thermalmanagement für 
Gewerbe und Industrie

NetSure™
DC-Leistung

Unsere Marken

Wir wissen, dass es einen smarteren Weg gibt, mit der 
wachsenden Datenflut umzugehen – einen Weg, der  
von Leidenschaft und Innovation geprägt ist.

Unser Unternehmensanspruch

Asien-Pazifik
Fertigungs- und Montagestandorte: 5
Servicezentren: Mehr als 80
Servicetechniker im Außendienst: 
Mehr als 1300
Technischer Support: Mehr als 20
Customer Experience Center/Labs: 9

Europa, Naher Osten und Afrika
Fertigungs- und Montagestandorte: 9
Servicezentren: Mehr als 60
Servicetechniker im Außendienst: 
Mehr als 600
Technischer Support: Mehr als 100
Customer Experience Center/Labs: 5

Nord-, Mittel- und Südamerika
Fertigungs- und Montagestandorte: 8
Servicezentren: Mehr als 100
Servicetechniker im Außendienst: 
Mehr als 1600
Technischer Support: Mehr als 70
Customer Experience Center/Labs: 5

Unsere Marken

Weltweit
Fertigungs- und Montagestandorte: 22
Servicezentren: Mehr als 240
Servicetechniker im Außendienst: Mehr als 3500
Technischer Support: Mehr als 190
Customer Experience Center/Labs: 19
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Serviceangebot für den Channel

Vertiv™ Life™ Services

Mit Vertiv™ Life™ Services können Sie sicher 
sein, dass sowohl die Betriebszeit als auch die 
betriebliche Effizienz verbessert werden und 
Sie einen unvergleichlichen Systemschutz und 
Support erhalten.

Alle Geräte, die mit Vertiv Life Services abgedeckt sind, stehen 
rund um die Uhr in ständigem Kontakt mit der Serviceorganisation 
von Vertiv. 

Sie können während des gesamten Produktlebenszyklus sowohl 
während als auch nach der nach Ablauf der Gewährleistungsfrist 
von Vertiv Life Services profitieren.

Wie funktioniert das Online-Serviceprogramm?

Beim Erwerb eines Serviceprogramms haben Sie Ihren 
Vornamen, Nachnamen und Ihre E-Mail-Adresse an 
Ihren Händler weitergegeben. Dieser hat uns diese zur 
Verfügung gestellt, damit wir Ihnen eine E-Mail mit dem 
Serviceprogramm-Code für das Serviceprogramm senden 
können, welches Sie erworben haben.

Die E-Mail mit dem Serviceprogramm-Code wird 
Ihnen innerhalb von 2 Werktagen nach dem Kauf des 
Serviceprogramms zugesandt.

Um den von Ihnen erworbenen Service zu erhalten, muss 
das Serviceprogramm aktiviert werden. Dazu müssen Sie 
Ihr Serviceprogramm innerhalb von 30 Tagen nach dem 
Kauf auf unserer Website registrieren, andernfalls läuft das 
Serviceprogramm ab.

Die Registrierung erfolgt in wenigen Schritten:

	y Rufen Sie die folgende Seite auf:  
https://www.vertiv.com/de-emea/support/register-your-
product/registration/

	y Füllen Sie das Registrierungsformular aus

	y Kreuzen Sie das Kästchen DSGVO an (Datenverarbeitung 
obligatorisch, Marketingzwecke nach Ihrer Wahl)

	y Senden Sie den Registrierungsantrag ab

	y Nach Eingang Ihres Antrags erhalten Sie eine 
Bestätigung über die Einreichung Ihrer Registrierung

	y Innerhalb von 2 Werktagen bekommen Sie eine weitere 
Bestätigung von Vertiv mit weiteren Einzelheiten zur 
Bereitstellung des Serviceprogramms.

Die Bedeutung von Serviceleistungen

Vertiv™ unterstützt jede Anwendung mit einem umfassenden 
Serviceangebot, einschließlich Installation, Inbetriebnahme, 
Abnahme, Wartung, Austausch, Fernüberwachung und 
-diagnose rund um die Uhr und vielem mehr. Unsere Services 
zur Ferndiagnose und präventiven Überwachung bieten 
einen Mehrwert, indem sie aktuelle Informationen zur 
Entscheidungsfindung liefern. So ermöglichen sie das 
frühzeitige Erkennen von Anomalien und lösen eine  
sofortige Reaktion im Falle eines Alarms aus. 

Ihre Vorteile:

	y Zuverlässige kritische Stromversorgung

	y Optimierte Nutzung Ihrer IT-Mitarbeiter

	y Vereinfachte USV-Bereitstellung und -Wartung an  
kleinen Standorten

	y Sofortiger Zugriff auf Informationen zum Leistungsschutz

	y Verbesserter Schutz für Ihre IT-Investition

Hinweis: Für weiterführende und detaillierte Informationen zu unseren Serviceprogrammen
sowie zum  Leistungsumfang des von Ihnen erworbenen Serviceprogramms, setzen Sie sich
bitte mit Ihrem Händler in Verbindung.

https://www.vertiv.com/de-emea/support/register-your-product/registration/
https://www.vertiv.com/de-emea/support/register-your-product/registration/
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Serviceprogramme für Eingriffe vor Ort 
auf Rack-PDUs

Inbetriebnahme (Start-Up)

Dieses Serviceprogramm beinhaltet den Besuch eines 
Vertiv-Technikers für die Inbetriebnahme der Rack-PDU:

	y Das Start-up-Serviceprogramm kann innerhalb von sechs 
Monaten ab dem Kaufdatum des Geräts erworben werden

	y Dieses Serviceprogramm ist mit den beiden  
Support-Optionen 8x5* oder 24x7 (außer an Feiertagen) 
in dem Land verfügbar, in dem das Gerät installiert ist

	y Dieses Angebot ist nicht als Reparaturservice für den  
Fall eines Geräteausfalls gedacht. 

*Während regulärer Arbeitszeiten (in dem Land, in dem die USV installiert 
ist), außer an gesetzlichen Feiertagen, Samstagen und Sonntagen.

Einsatz vor Ort

Serviceangebot für den Channel – Rack-PDU

Vertiv™ bietet ein umfassendes Angebot an Dienstleistungen, die speziell für Rack PDU-Produkte entwickelt wurden. 
Das Portfolio umfasst verschiedene Optionen, die eine Abdeckung von bis zu 10 Jahren garantieren, um sämtliche 
Kundenbedürfnisse zu erfüllen.

Die Serviceprogramme sind in verschiedenen Ländern verfügbar. Informationen zur Verfügbarkeit in bestimmten Ländern 
finden Sie auf www.vertiv.com oder über Ihren Vertiv-Ansprechpartner vor Ort.

Serviceprogramme für neue Rack-PDU

Verlängerung der Gewährleistungsfrist um 2 Jahre +2

Dieses Serviceprogramm verlängert die Gewährleistung  
um zwei Jahre. Sie erhalten es kostenlos, wenn Sie Ihre 
Rack-PDU innerhalb von 30 Tagen nach dem Kauf registrieren.

	y Während dieses Zeitraums ist das Produkt durch einen 
Standardaustausch des fehlerhaften Geräts abgedeckt

	y Die Versandkosten werden von Vertiv übernommen

	y Dieses Serviceprogramm umfasst einen professionellen 
8x5-Support

Distributions-Notfallhilfe 

Dieses Serviceprogramm gilt nur für Vertiv Geist Rack-PDU. 
Sie kann innerhalb von sechs Monaten ab dem Kaufdatum 
des Geräts erworben werden und deckt die Rack-PDU für 
insgesamt 5 Jahre ab:

	y Während dieses Zeitraums ist das Produkt durch den 
Vorabaustausch des defekten Geräts abgedeckt

	y Die Ersatzeinheit wird innerhalb von 8 Arbeitsstunden 
nach der Bestätigung des Vorfalltickets versandt

	y Die Versandkosten werden von Vertiv übernommen

	y Dieses Serviceprogramm umfasst einen professionellen 
24x7-Support

Serviceprogramme fur bestehende Rack-PDU
Dieser Service erneuert die Distributions-Notfallhilfe und 
verlangert sie um weitere funf Jahre, wodurch eine 
Gesamtabdeckung von zehn Jahren fur einphasige Rack-PDU.

Er kann erworben werden, bevor die - Distributions-
Notfallhilfe ablauft.

	y Während dieses Zeitraums ist das Produkt durch den 
Vorabaustausch des defekten Geräts abgedeckt

	y Die Ersatzeinheit wird innerhalb von 8 Arbeitsstunden 
nach der Bestätigung des Vorfalltickets versandt

	y Die Versandkosten werden von Vertiv übernommen

	y Dieses Serviceprogramm umfasst einen professionellen 
24x7-Support

Bestehende Rack-PDU

Neue Rack-PDU
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Serviceangebot für den Channel

Part Number Produktfamilie Distributions-Notfallhilfe

EP4G80A0 Vertiv Geist Rack PDU, Monitored ,0U,16A,220V,IEC60309*3m,C13*18 + C19*3,black RPDU-DE5R-002

EP4G81A0 Vertiv Geist Rack PDU, Monitored ,1U,16A,220V,Schuko*3m,Schuko*6,black RPDU-DE5R-002

EP4G90A0 Vertiv Geist Rack PDU, Monitored ,0U,32A,220V,IEC60309*3m,C13*20 + C19*4, Breaker,black RPDU-DE5R-004

EP4G90A1 Vertiv Geist Rack PDU, Monitored ,0U,32A,220V/380V,IEC60309*3m,C13*30 + C19*6, Breaker,black RPDU-DE5R-004

G1007 Vertiv Geist Rack PDU, Monitored (Unit Level), 0U, input IEC 60309 230V 16A, outputs (24)C13 (6)C19 RPDU-DE5R-003

G1009 Vertiv Geist Rack PDU, Basic, 0U/1U, input IEC 60320 C20 power inlet 230V 16A, outputs (10)C13 RPDU-DE5R-001

G1010 Vertiv Geist Rack PDU, Basic, 1U, input IEC 60320 C20 power inlet 230V 16A, outputs (16)C13 RPDU-DE5R-001

G1011 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60320 C20 power inlet 230V 16A, outputs (20)C13 RPDU-DE5R-001

G1012 Vertiv Geist Rack PDU, Monitored (Unit Level), 0U, input IEC 60320 C20 power inlet 230V 16A, outputs (20)C13 RPDU-DE5R-003

G1013 Vertiv Geist Rack PDU, Monitored (Unit Level), 1U, input IEC 60320 C20 power inlet 230V 16A, outputs (16)C13 RPDU-DE5R-003

G1014 Vertiv Geist Rack PDU, Monitored (Unit Level), 0U/1U, input IEC 60320 C20 power inlet 230V 16A, outputs (10)C13 RPDU-DE5R-003

G1022 Vertiv Geist Rack PDU, Basic, 0U/1U, input IEC 60309 230V 16A, outputs (8)C13 RPDU-DE5R-001

G1023 Vertiv Geist Rack PDU, Basic, 0U/1U, input IEC 60309 230V 16A, outputs (4)C13 (4)C19 RPDU-DE5R-001

G1024 Vertiv Geist Rack PDU, Basic, 0U/1U, input IEC 60309 230V 16A, outputs (10)C13 RPDU-DE5R-001

G1025 Vertiv Geist Rack PDU, Basic, 2U, input IEC 60309 230V 16A, outputs (16)C13 RPDU-DE5R-001

G1026 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 16A, outputs (24)C13 RPDU-DE5R-001

G1027 Vertiv Geist Rack PDU, Monitored (Unit Level), 0U/1U, input IEC 60309 230V 16A, outputs (8)C13 RPDU-DE5R-003

G1028 Vertiv Geist Rack PDU, Monitored (Unit Level), 0U/1U, input IEC 60309 230V 16A, outputs (4)C13 (4)C19 RPDU-DE5R-003

G1029 Vertiv Geist Rack PDU, Monitored (Unit Level), 0U/1U, input IEC 60309 230V 16A, outputs (10)C13 RPDU-DE5R-003

G1030 Vertiv Geist Rack PDU, Monitored (Unit Level), 2U, input IEC 60309 230V 16A, outputs (16)C13 RPDU-DE5R-003

G1031 Vertiv Geist Rack PDU, Monitored (Unit Level), 0U, input IEC 60309 230V 16A, outputs (24)C13 RPDU-DE5R-003

G1032 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 16A, outputs (24)C13 (6)C19 RPDU-DE5R-001

G1033 Vertiv Geist Rack PDU, Basic, 1U, input IEC 60309 230V 32A, outputs (12)C13 RPDU-DE5R-002

G1035 Vertiv Geist Rack PDU, Monitored (Unit Level), 1U, input IEC 60309 230V 32A, outputs (12)C13 RPDU-DE5R-003

G1036 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, outputs (24)C13 (6)C19 RPDU-DE5R-002

G1646L Vertiv Geist Rack PDU, Basic, 1U, input IEC 60309 230V 16A, locking outputs (10)C13 RPDU-DE5R-001

G1647L Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 16A, locking outputs (10)C13 (2)C19 RPDU-DE5R-002

G1648L Vertiv Geist Rack PDU, Basic, 1U, input IEC 60309 230V 32A, locking outputs (4)C13 (4)C19 RPDU-DE5R-002

G1649L Vertiv Geist Rack PDU, Basic, 2U, input IEC 60309 230V 32A, locking outputs (12)C13 (4)C19 RPDU-DE5R-002

G1650L Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, locking outputs (24)C13 (6)C19 RPDU-DE5R-002

G2102 Vertiv Geist Rack PDU, Basic, 1U, input BS1363 230V 13A, outputs (6)BS1367 RPDU-DE5R-001

G2103 Vertiv Geist Rack PDU, Monitored (Unit Level), 1U, input BS1363 230V 13A, outputs (6)BS1367 RPDU-DE5R-002

G2104 Vertiv Geist Rack PDU, Basic, 1U, input BS1363 230V 13A, outputs (8)BS1368 RPDU-DE5R-001

G2106 Vertiv Geist Rack PDU, Basic, 0U, input BS1363 230V 13A, outputs (10)BS1363 RPDU-DE5R-001

G2108 Vertiv Geist Rack PDU, Basic, 0U, input BS1363 230V 13A, outputs (12)BS1363 RPDU-DE5R-001

G2109 Vertiv Geist Rack PDU, Basic, 1U, input BS1363 230V 13A, outputs (8)BS1368 RPDU-DE5R-001

G2110 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 16A, outputs (10)BS1363 RPDU-DE5R-001

G2112 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 16A, outputs (12)BS1363 RPDU-DE5R-001

G2113 Vertiv Geist Rack PDU, Monitored (Unit Level), 0U, input IEC 60309 230V 16A, outputs (12)BS1363 RPDU-DE5R-003

G2114 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 16A, outputs (15)BS1364 RPDU-DE5R-001

G2118 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, outputs (15)BS1364 RPDU-DE5R-002

G2120 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, outputs (20)BS1365 RPDU-DE5R-002

Neue Rack-PDU
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Part Number Produktfamilie Distributions-Notfallhilfe

G2150 Vertiv Geist Rack PDU, Basic, 1U, input IEC60320 C14 230V 10A, outputs (6)BS1367 RPDU-DE5R-001

G2152 Vertiv Geist Rack PDU, Basic, 0U, input BS1363 230V 13A, outputs (15)BS1364 RPDU-DE5R-001

G2153 Vertiv Geist Rack PDU, Basic, 0U, input BS1363 230V 13A, outputs (20)BS1365 RPDU-DE5R-001

G2158 Vertiv Geist Rack PDU, Basic, 1U, input IEC 60309 230V 16A, outputs (4)BS1366 RPDU-DE5R-001

G2159 Vertiv Geist Rack PDU, Basic, 1U, input IEC 60309 230V 16A, outputs (6)BS1367 RPDU-DE5R-001

G2160 Vertiv Geist Rack PDU, Basic, 1U, input IEC 60309 230V 16A, outputs (8)BS1368 RPDU-DE5R-001

G2161 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 16A, outputs (20)BS1365 RPDU-DE5R-001

G2166 Vertiv Geist Rack PDU, Basic, 1U, input IEC 60309 230V 32A, outputs (4)BS1366 RPDU-DE5R-002

G2169 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, outputs (10)BS1363 RPDU-DE5R-002

G2174 Vertiv Geist Rack PDU, Basic, 1U, input BS1363 230V 13A, outlets (8)C13 RPDU-DE5R-001

G2175 Vertiv Geist Rack PDU, Basic, 1U, input BS1363 230V 13A, outputs (12)C13 RPDU-DE5R-001

G2176 Vertiv Geist Rack PDU, Basic, 2U, input BS1363 230V 13A, outputs (8)C13 RPDU-DE5R-001

G2177 Vertiv Geist Rack PDU, Basic, 1U, input BS1363 230V 13A, outputs (12)C13 RPDU-DE5R-001

G2178 Vertiv Geist Rack PDU, Basic, 1U, input BS1363 230V 13A, outputs (16)C13 RPDU-DE5R-001

G2179 Vertiv Geist Rack PDU, Basic, 0U, input BS1363 230V 13A, outputs (8)C13 RPDU-DE5R-001

G2180 Vertiv Geist Rack PDU, Basic, 0U, input BS1363 230V 13A, outputs (16)C13 RPDU-DE5R-001

G2181 Vertiv Geist Rack PDU, Basic, 0U, input BS1363 230V 13A, outputs (24)C13 RPDU-DE5R-001

G2183 Vertiv Geist Rack PDU, Basic, 1U, input IEC 60309 230V 16A, outputs (12)C13 RPDU-DE5R-001

G2187 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 16A, outputs (16)C13 RPDU-DE5R-001

G2192 Vertiv Geist Rack PDU, Basic, 2U, input IEC 60309 230V 32A, outputs (20)C13 RPDU-DE5R-002

G2194 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, outputs (24)C13 RPDU-DE5R-002

G2195 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, outputs (30)C13 RPDU-DE5R-002

G2196 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, outputs (40)C13 RPDU-DE5R-002

G2197 Vertiv Geist Rack PDU, Basic, 1U, input IEC 60309 230V 16A, outputs (8)C13 (2)C19 RPDU-DE5R-001

G2199 Vertiv Geist Rack PDU, Basic, 2U, input IEC 60309 230V 16A, outputs (12)C13 (4)C19 RPDU-DE5R-001

G2200 Vertiv Geist Rack PDU, Basic, 2U, input IEC 60309 230V 32A, outputs (12)C13 (4)C19 RPDU-DE5R-002

G2201 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 16A, outputs (12)C13 (4)C19 RPDU-DE5R-001

G2202 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, outputs (12)C13 (4)C19 RPDU-DE5R-002

G2205 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, outputs (36)C13 (6)C19 RPDU-DE5R-002

G2223 Vertiv Geist Rack PDU, branch metered, 1U, input IEC 60309 230V 32A, outputs (6)BS1363 RPDU-DE5R-003

G2229 Vertiv Geist Rack PDU, branch metered, 1U, input BS1363 230V 13A, outputs (12)C13 RPDU-DE5R-002

G2231 Vertiv Geist Rack PDU, branch metered, 0U, input BS1363 230V 13A, outputs (24)C13 RPDU-DE5R-002

G2232 Vertiv Geist Rack PDU, branch metered, 1U, input IEC 60309 230V 16A, outputs (12)C13 RPDU-DE5R-003

G2235 Vertiv Geist Rack PDU, branch metered, 1U, input IEC 60309 230V 32A, outputs (12)C13 RPDU-DE5R-003

G2236 Vertiv Geist Rack PDU, branch metered, 2U, input IEC 60309 230V 32A, outputs (20)C13 RPDU-DE5R-003

G2241 Vertiv Geist Rack PDU, branch metered, 1U, input IEC 60309 230V 16A, outputs (8)C13 (2)C19 RPDU-DE5R-003

G2242 Vertiv Geist Rack PDU, branch metered, 1U, input IEC 60309 230V 32A, outputs (8)C13 (2)C19 RPDU-DE5R-003

G2243 Vertiv Geist Rack PDU, branch metered, 1U, input IEC 60309 230V 16A, outputs (12)C13 (4)C19 RPDU-DE5R-003

G2244 Vertiv Geist Rack PDU, branch metered, 2U, input IEC 60309 230V 32A, outputs (12)C13 (4)C19 RPDU-DE5R-003

G2246 Vertiv Geist Rack PDU, branch metered, 0U, input IEC 60309 230V 32A, outputs (12)C13 (4)C19 RPDU-DE5R-003

G2247 Vertiv Geist Rack PDU, branch metered, 0U, input IEC 60309 230V 16A, outputs (20)C13 (4)C19 RPDU-DE5R-003

G2248 Vertiv Geist Rack PDU, branch metered, 0U, input IEC 60309 230V 32A, outputs (20)C13 (4)C19 RPDU-DE5R-003

GI10001L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (12)C19 RPDU-DE5R-006

GI10002L Vertiv Geist Rack PDU, Basic (upgradeable), 2U, input IEC 60309 230/400V 3x32A, locking outputs (12)C19 RPDU-DE5R-006
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Serviceangebot für den Channel

Part Number Produktfamilie Distributions-Notfallhilfe

GI10003L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 32A, locking outputs (30)C13 (6)C19 RPDU-DE5R-004

GI10004L Vertiv Geist Rack PDU, Basic (upgradeable), 2U, input IEC 60309 230V 32A, locking outputs (12)C13 (4)C19 RPDU-DE5R-004

GI10005L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (24)C13 (6)C19 RPDU-DE5R-006

GI10006L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 32A, locking outputs (30)C13 (6)C19 RPDU-DE5R-004

GI10007L Vertiv Geist Rack PDU, Basic (upgradeable), 2U, input IEC 60309 230V 32A, locking outputs (12)C13 (4)C19 RPDU-DE5R-004

GI10008L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (24)C13 (6)C19 RPDU-DE5R-006

GI10009L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x16A, locking outputs (36)C13 (6)C19 RPDU-DE5R-004

GI10010L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 16A, locking outputs (12)C13 (6)C19 RPDU-DE5R-003

GI10011 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 32A, outputs (36)C13 (6)C19 RPDU-DE5R-004

GI10012 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 32A, outputs (36)C13 (6)C19 RPDU-DE5R-004

GI10013 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x32A, outputs (36)C13 (6)C19 RPDU-DE5R-006

GI10014 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x32A, outputs (36)C13 (6)C19 RPDU-DE5R-006

GI10015L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (12)C13 (12)C19 RPDU-DE5R-006

GI10016 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 32A, outputs (30)C13 (6)C19 RPDU-DE5R-004

GI10017 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x32A, outputs (48)C13 RPDU-DE5R-006

GI10018L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 16A, locking outputs (20)C13 (6)C19 RPDU-DE5R-003

GI10019L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 32A, locking outputs (20)C13 (6)C19 RPDU-DE5R-004

GI10020L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (12)C19 RPDU-DE5R-006

GI10021L Vertiv Geist Rack PDU, Metered (upgradeable), 2U, input IEC 60309 230/400V 3x32A, locking outputs (12)C19 RPDU-DE5R-006

GI10022L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 32A, locking outputs (30)C13 (6)C19 RPDU-DE5R-005

GI10023L Vertiv Geist Rack PDU, Metered (upgradeable), 2U, input IEC 60309 230V 32A, locking outputs (12)C13 (4)C19 RPDU-DE5R-005

GI10024L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (24)C13 (6)C19 RPDU-DE5R-006

GI10025L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 32A, locking outputs (30)C13 (6)C19 RPDU-DE5R-005

GI10026L Vertiv Geist Rack PDU, Metered (upgradeable), 2U, input IEC 60309 230V 32A, locking outputs (12)C13 (4)C19 RPDU-DE5R-005

GI10027L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (24)C13 (6)C19 RPDU-DE5R-006

GI10028L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x16A, locking outputs (36)C13 (6)C19 RPDU-DE5R-005

GI10029L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 16A, locking outputs (12)C13 (6)C19 RPDU-DE5R-003

GI10030 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 32A, outputs (36)C13 (6)C19 RPDU-DE5R-003

GI10031 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 32A, outputs (36)C13 (6)C19 RPDU-DE5R-003

GI10032 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x32A, outputs (36)C13 (6)C19 RPDU-DE5R-006

GI10033 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x32A, outputs (36)C13 (6)C19 RPDU-DE5R-006

GI10034L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (12)C13 (12)C19 RPDU-DE5R-006

GI10035 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 32A, outputs (30)C13 (6)C19 RPDU-DE5R-003

GI10036 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x32A, outputs (48)C13 RPDU-DE5R-006

GI10037L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 16A, locking outputs (20)C13 (6)C19 RPDU-DE5R-003

GI10038L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 32A, locking outputs (20)C13 (6)C19 RPDU-DE5R-005

GI10039 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 32A, outputs (20)BS1365 RPDU-DE5R-003

GI10040 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 32A, outputs (20)SCHUKO RPDU-DE5R-003

GI10041 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 16A, outputs (20)BS1365 RPDU-DE5R-003

GI10042 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 16A, outputs (20)SCHUKO RPDU-DE5R-003

GI10043L Vertiv Geist Rack PDU, Basic (upgradeable), 1U, input IEC 60309 230V 16A, locking outputs (10)C13 RPDU-DE5R-003

GI10044L Vertiv Geist Rack PDU, Basic (upgradeable), 1U, input IEC 60309 230/400V 3x32A, locking outputs (6)C19 RPDU-DE5R-006

GI10045L Vertiv Geist Rack PDU, Basic (upgradeable), 1U, input IEC 60309 230V 32A, locking outputs (10)C13 RPDU-DE5R-004

GI10046L Vertiv Geist Rack PDU, Basic (upgradeable), 1U, input IEC 60309 230V 32A, locking outputs (10)C13 RPDU-DE5R-004
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GI10047L Vertiv Geist Rack PDU, Basic (upgradeable), 1U, input IEC 60309 230V 32A, locking outputs (4)C13 (4)C19 RPDU-DE5R-004

GI10048L Vertiv Geist Rack PDU, Basic (upgradeable), 1U, input IEC 60309 230V 32A, locking outputs (4)C13 (4)C19 RPDU-DE5R-004

GI10049L Vertiv Geist Rack PDU, Metered (upgradeable), 1U, input IEC 60309 230V 16A, locking outputs (10)C13 RPDU-DE5R-003

GI10050L Vertiv Geist Rack PDU, Metered (upgradeable), 1U, input IEC 60309 230/400V 3x32A, locking outputs (6)C19 RPDU-DE5R-006

GI10051L Vertiv Geist Rack PDU, Metered (upgradeable), 1U, input IEC 60309 230V 32A, locking outputs (10)C13 RPDU-DE5R-005

GI10052L Vertiv Geist Rack PDU, Metered (upgradeable), 1U, input IEC 60309 230V 32A, locking outputs (10)C13 RPDU-DE5R-005

GI10053L Vertiv Geist Rack PDU, Metered (upgradeable), 1U, input IEC 60309 230V 32A, locking outputs (4)C13 (4)C19 RPDU-DE5R-005

GI10054L Vertiv Geist Rack PDU, Metered (upgradeable), 1U, input IEC 60309 230V 32A, locking outputs (4)C13 (4)C19 RPDU-DE5R-005

GI10056L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (24)C13 (6)C19 RPDU-DE5R-006

GI10057L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (36)C13 (6)C19 RPDU-DE5R-006

GI10058L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (24)C13 (6)C19 RPDU-DE5R-006

GI10059L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (36)C13 (6)C19 RPDU-DE5R-006

GI10060L Vertiv Geist Rack PDU, Metered (upgradeable), 1U, input IEC 60309 230/400V 3x16A, locking outputs (6)C13 (3)C19 RPDU-DE5R-005

GI10061L Vertiv Geist Rack PDU, Metered (upgradeable), 2U, input IEC 60309 230/400V 3x16A, locking outputs (12)C13 (6)C19 RPDU-DE5R-005

GI10062L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x16A, locking outputs (12)C13 (6)C19 RPDU-DE5R-005

GI10063L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x16A, locking outputs (24)C13 (6)C19 RPDU-DE5R-005

GI10064 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x16A, outputs (36)C13 (6)C19 RPDU-DE5R-005

GI10065 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x16A, outputs (48)C13 RPDU-DE5R-005

GI10066L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x16A, locking outputs (36)C13 (6)C19 RPDU-DE5R-005

GI10067L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x16A, locking outputs (36)C13 (6)C19 RPDU-DE5R-005

GI10068L Vertiv Geist Rack PDU, Basic (upgradeable), 1U, input IEC 60309 230/400V 3x16A, locking outputs (6)C13 (3)C19 RPDU-DE5R-004

GI10069L Vertiv Geist Rack PDU, Basic (upgradeable), 2U, input IEC 60309 230/400V 3x16A, locking outputs (12)C13 (6)C19 RPDU-DE5R-004

GI10070L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x16A, locking outputs (12)C13 (6)C19 RPDU-DE5R-004

GI10071L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x16A, locking outputs (24)C13 (6)C19 RPDU-DE5R-004

GI10072 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x16A, outputs (36)C13 (6)C19 RPDU-DE5R-004

GI10073 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x16A, outputs (48)C13 RPDU-DE5R-004

GI10074L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x16A, locking outputs (36)C13 (6)C19 RPDU-DE5R-004

GI10075L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x16A, locking outputs (36)C13 (6)C19 RPDU-DE5R-004

GI10091 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 32A, combi outputs (36)C13 or C19 RPDU-DE5R-004

GI10092 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x16A, combi outputs (36)C13 or C19 RPDU-DE5R-004

GI10093 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 16A, combi outputs (36)C13 or C19 RPDU-DE5R-003

GI10094 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x32A, combi outputs (36)C13 or C19 RPDU-DE5R-006

GI10095 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 32A, combi outputs (36)C13 or C19 RPDU-DE5R-003

GI10096 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x16A, combi outputs (36)C13 or C19 RPDU-DE5R-005

GI10097 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 16A, combi outputs (36)C13 or C19 RPDU-DE5R-003

GI10098 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x32A, combi outputs (36)C13 or C19 RPDU-DE5R-006

GI19986 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 32A, outputs (20)BS1365 RPDU-DE5R-004

GI19987 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 32A, outputs (20)SCHUKO RPDU-DE5R-004

GI19988 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 16A, outputs (20)BS1365 RPDU-DE5R-003

GI19989 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 16A, outputs (20)SCHUKO RPDU-DE5R-003

GI30030L Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 2U, input IEC 60309 230/400V 3x32A, locking outputs (12)C19 RPDU-DE5R-006

GI30032L Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 2U, input IEC 60309 230V 32A, locking outputs (12)C13 (4)C19 RPDU-DE5R-005

GI30059 Vertiv Geist Rack PDU, Inline Monitored, EC, 1U, input IEC 60309 230V 32A, output – connector IEC 60309 2P+E, 230V 32A RPDU-DE5R-002
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GI30060
Vertiv Geist Rack PDU, Inline Monitored, EC, 1U, input IEC 60309 230/400V 3x32A, output – connector IEC 60309 
3P+N+E, 230/400V 3x32A

RPDU-DE5R-003

GI30073L Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230V 16A, locking outputs (10)C13 RPDU-DE5R-003

GI30074L Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230/400V 3x32A, locking outputs (6)C19 RPDU-DE5R-006

GI30075L Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230V 32A, locking outputs (10)C13 RPDU-DE5R-005

GI30077L Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230V 32A, locking outputs (4)C13 (4)C19 RPDU-DE5R-005

GI30107L Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 2U, input IEC 60309 230/400V 3x16A, locking outputs (12)C13 (6)C19 RPDU-DE5R-005

GI30108L Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230/400V 3x16A, locking outputs (6)C13 (3)C19 RPDU-DE5R-005

GI39987 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 32A, outputs (20)BS1365 RPDU-DE5R-003

GI39988 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 32A, outputs (20)SCHUKO RPDU-DE5R-003

GI39990 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 16A, outputs (20)SCHUKO RPDU-DE5R-003

GR30200 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 1U, input IEC 60309 230/400V 3x16A, combi outputs (12)C13 or C19 RPDU-DE5R-007

GR30202 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 1U, input IEC 60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DE5R-004

GR30203 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 1U, input IEC 60309 230/400V 3x32A, combi outputs (12)C13 or C19 RPDU-DE5R-007

GS30200 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 1U, input IEC 60309 230/400V 3x16A, combi outputs (12)C13 or C19 RPDU-DE5R-007

GS30203 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 1U, input IEC 60309 230/400V 3x32A, combi outputs (12)C13 or C19 RPDU-DE5R-007

GU30022L Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 1U, input IEC 60309 230/400V 3x32A, locking outputs (9)C13 (9)C19 RPDU-DE5R-008

GU30200 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 1U, input IEC 60309 230/400V 3x16A, combi outputs (12)C13 or C19 RPDU-DE5R-007

GU30202 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 1U, input IEC 60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DE5R-006

GU30203 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 1U, input IEC 60309 230/400V 3x32A, combi outputs (12)C13 or C19 RPDU-DE5R-007

U1071L Vertiv Geist Rack PDU, Basic, 2U, UPDU rating 3ph|32A|230/415V, locking outputs (12)C13 (6)C19 RPDU-DE5R-005

U1072L Vertiv Geist Rack PDU, Basic, 0U, UPDU rating 3ph|16A|230/415V, locking outputs (24)C13 (12)C19 RPDU-DE5R-005

U1073L Vertiv Geist Rack PDU, Basic, 0U, UPDU rating 3ph|32A|230/415V, locking outputs (24)C13 (6)C19 RPDU-DE5R-005

U1075 Vertiv Geist Rack PDU, Basic, 0U, UPDU rating 3ph|16A|230/415V, combi outputs (42)C13 or C19 RPDU-DE5R-005

U1076 Vertiv Geist Rack PDU, Basic, 1U, UPDU rating 3ph|16A|230/415V, combi outputs (12)C13 or C19 RPDU-DE5R-005

U1077 Vertiv Geist Rack PDU, Basic, 2U, UPDU rating 3ph|32A|230/415V, combi outputs (24)C13 or C19 RPDU-DE5R-005

U1078 Vertiv Geist Rack PDU, Basic, 0U, UPDU rating 3ph|32A|230/415V, combi outputs (24)C13 or C19 RPDU-DE5R-005

U1079 Vertiv Geist Rack PDU, Basic, 0U, UPDU rating 3ph|32A|230/415V, combi outputs (48)C13 or C19 RPDU-DE5R-005

UI10001L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60320 C20 power inlet 230V 16A, 
locking outputs (36)C13 (6)C19 RPDU-DE5R-003

UI10007L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60320 C20 power inlet 230V 16A, 
locking outputs (36)C13 (6)C19 RPDU-DE5R-003

UI10014L Vertiv Geist Rack PDU, Basic (upgradeable), 1U, input IEC 60320 C20 power inlet 230V 16A, locking outputs (10)C13 RPDU-DE5R-003

UI10016L Vertiv Geist Rack PDU, Basic (upgradeable), 1U, input IEC 60320 C20 power inlet 230V 16A, locking outputs (10)C13 RPDU-DE5R-003

UI10022L Vertiv Geist Rack PDU, Basic, 0U, UPDU rating 3ph|32A|230/415V, locking outputs (12)C13 (6)C19 RPDU-DE5R-005

UI10023L Vertiv Geist Rack PDU, Basic, 0U, UPDU rating 3ph|16A|230/415V, locking outputs (24)C13 (12)C19 RPDU-DE5R-005

UI10024L Vertiv Geist Rack PDU, Basic, 0U, UPDU rating 3ph|32A|230/415V, locking outputs (24)C13 (6)C19 RPDU-DE5R-005

UI10025 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, UPDU rating 3ph|16A|230/415V, combi outputs (42)C13 or C19 RPDU-DE5R-005

UI10026 Vertiv Geist Rack PDU, Basic (upgradeable), 1U, UPDU rating 3ph|16A|230/415V, combi outputs (12)C13 or C19 RPDU-DE5R-005

UI10027 Vertiv Geist Rack PDU, Basic (upgradeable), 2U, UPDU rating 3ph|32A|230/415V, combi outputs (24)C13 or C19 RPDU-DE5R-005

UI10028 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, UPDU rating 3ph|32A|230/415V, combi outputs (24)C13 or C19 RPDU-DE5R-005

UI10029 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, UPDU rating 3ph|32A|230/415V, combi outputs (48)C13 or C19 RPDU-DE5R-005

UI30005L Vertiv Geist Rack PDU, Monitored (Unit Level), 2U, UPDU rating 3ph|32A|230/415V, locking outputs (12)C13 (6)C19 RPDU-DE5R-007

UI30024 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, UPDU rating 3ph|16A|230/415V, combi outputs (12)C13 or C19 RPDU-DE5R-006

UI30025 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 2U, UPDU rating 3ph|32A|230/415V, combi outputs (24)C13 or C19 RPDU-DE5R-006
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UI30027L Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60320 C20 power inlet 230V 16A, 
locking outputs (10)C13 RPDU-DE5R-003

UR30200 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 1U, input IEC 60320 C20 power inlet 230V 16A,  
combi outputs (12)C13 or C19 RPDU-DE5R-004

UU30200 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 1U, input IEC 60320 C20 power inlet 230V 16A,  
combi outputs (12)C13 or C19 RPDU-DE5R-006

VA1G8100 Vertiv Geist RTS, Basic (Upgradeable), 1U, input (2) IEC60309 230V 16A, combi outputs (12)C13 or C19 RPDU-DE5R-005

VA1G9100 Vertiv Geist RTS, Basic (Upgradeable), 1U, input (2) IEC60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DE5R-005

VA1G9200 Vertiv Geist RTS, Basic (Upgradeable), 2U,  input (2) IEC60309 230V 32A, combi outputs (24)C13 or C19 RPDU-DE5R-006

VA1U1100 Vertiv Geist RTS, Basic (Upgradeable), 1U,input (2) IEC60320 C14 power inlet 100-240V 10A or  
15A, locking outputs (10)C13 RPDU-DE5R-005

VA1U2100 Vertiv Geist RTS, Basic (Upgradeable), 1U, input (2) IEC60320 C20 power inlet 100-240V 16A or  
20A, combi outputs (12)C13 or C19 RPDU-DE5R-005

VA4G21A0 Vertiv Geist RTS, Monitored (Unit Level), 1U, input (2) IEC60309 230V 16A, combi outputs (12)C13 or C19 RPDU-DE5R-006

VA4G31A0 Vertiv Geist RTS, Monitored (Unit Level), 1U, input (2) IEC60309 230V 32A, combi outlets (12)C13 or C19 RPDU-DE5R-006

VA4G31A1 Vertiv Geist RTS, Monitored (Unit Level), 2U, input (2) IEC60309 230V 32A, combi outputs (24)C13 or C19 RPDU-DE5R-007

VA4G8100 Vertiv Geist RTS, Monitored (Unit Level), 1U, input (2) IEC60309 230V 16A, combi outputs (12)C13 or C19 RPDU-DE5R-006

VA4G9100 Vertiv Geist RTS, Monitored (Unit Level), 1U, input (2) IEC60309 230V 32A, combi outlets (12)C13 or C19 RPDU-DE5R-008

VA4G9200 Vertiv Geist RTS, Monitored (Unit Level), 2U, input (2) IEC60309 230V 32A, combi outputs (24)C13 or C19 RPDU-DE5R-006

VA4U1100 Vertiv Geist RTS,  Monitored (Unit Level), 1U, input (2) IEC60320 C14 power inlet 100-240V 10A or 15A,  
locking outputs (10)C13 RPDU-DE5R-006

VA4U11A0 Vertiv Geist RTS,  Monitored (Unit Level), 1U, input (2) IEC60320 C14 power inlet 100-240V 10A or 15A,  
locking outputs (10)C13 RPDU-DE5R-006

VA4U2100 Vertiv Geist RTS, Monitored (Unit Level), 1U, input (2) IEC60320 C20 power inlet 100-240V 16A or 20A,  
combi outlets (12)C13 or C19 RPDU-DE5R-008

VA4U21A0 Vertiv Geist RTS, Monitored (Unit Level), 1U, input (2) IEC60320 C20 power inlet 100-240V 16A or 20A,  
combi outlets (12)C13 or C19 RPDU-DE5R-006

VA4U31A0 Vertiv Geist RTS, Monitored (Unit Level), 1U, input (2) IEC60309 200-240V 30A or 32A, (1) IEC 2P+E IP44 RPDU-DE5R-007

VA4U9101 Vertiv Geist RTS, Monitored (Unit Level), 1U, input (2) IEC60309 200-240V 30A or 32A, (1) IEC 2P+E IP44 RPDU-DE5R-006

VA5G21A0 Vertiv Geist RTS,  Switched (Unit Level), 1U, input (2) IEC60309 230V 16A, combi outputs (6)C13 or C19 RPDU-DE5R-007

VA5G32A0 Vertiv Geist RTS, Switched (Unit Level), 2U,  input (2) IEC60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DE5R-008

VA5G8100 Vertiv Geist RTS,  Switched (Unit Level), 1U, input (2) IEC60309 230V 16A, combi outputs (6)C13 or C19 RPDU-DE5R-006

VA5G9200 Vertiv Geist RTS, Switched (Unit Level), 2U,  input (2) IEC60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DE5R-007

VA5U1100 Vertiv Geist RTS, Switched (Unit Level), 1U, input (2) IEC60320 C14 power inlet 100-240V 10A or 15A,  
locking outputs (6)C13 RPDU-DE5R-006

VA5U11A0 Vertiv Geist RTS, Switched (Unit Level), 1U, input (2) IEC60320 C14 power inlet 100-240V 10A or 15A,  
locking outputs (6)C13 RPDU-DE5R-007

VA5U2100 Vertiv Geist RTS, Switched (Unit Level), 1U, input (2) IEC60320 C20 power inlet 100-240V 16A or 20A,  
combi outputs (6)C13 or C19 RPDU-DE5R-006

VA5U21A0 Vertiv Geist RTS, Switched (Unit Level), 1U, input (2) IEC60320 C20 power inlet 100-240V 16A or 20A,  
combi outputs (6)C13 or C19 RPDU-DE5R-006

VA6G21A0 Vertiv Geist RTS, Monitored (Outlet Level), 1U, input (2) IEC60309 230V 16A, combi outputs (6)C13 or C19 RPDU-DE5R-007

VA6G32A0 Vertiv Geist RTS, Monitored (Outlet Level), 2U, input (2) IEC60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DE5R-008

VA6G8100 Vertiv Geist RTS, Monitored (Outlet Level), 1U, input (2) IEC60309 230V 16A, combi outputs (6)C13 or C19 RPDU-DE5R-006

VA6G9200 Vertiv Geist RTS, Monitored (Outlet Level), 2U, input (2) IEC60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DE5R-007

VA6U1100 Vertiv Geist RTS, Monitored (Outlet Level), 1U, input (2) IEC60320 C14 power inlet 100-240V 10A or 15A, locking 
outputs (6)C13 RPDU-DE5R-006

VA6U11A0 Vertiv Geist RTS, Monitored (Outlet Level), 1U, input (2) IEC60320 C14 power inlet 100-240V 10A or 15A, locking 
outputs (6)C13 RPDU-DE5R-007

VA6U2100 Vertiv Geist RTS, Monitored (Outlet Level), 1U, input (2) IEC60320 C20 power inlet 100-240V 16A or 20A, combi 
outputs (6)C13 or C19 RPDU-DE5R-006

VA6U21A0 Vertiv Geist RTS, Monitored (Outlet Level), 1U, input (2) IEC60320 C20 power inlet 100-240V 16A or 20A, combi 
outputs (6)C13 or C19 RPDU-DE5R-006



12

Serviceangebot für den Channel

Part Number Produktfamilie Distributions-Notfallhilfe

VA7G21A0 Vertiv Geist RTS, Switched (Outlet Level), 1U,input (2) IEC60309 230V 16A, combi outputs (6)C13 or C19 RPDU-DE5R-007

VA7G32A0 Vertiv Geist RTS, Switched (Outlet Level), 2U, input (2) IEC60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DE5R-008

VA7G8100 Vertiv Geist RTS, Switched (Outlet Level), 1U,input (2) IEC60309 230V 16A, combi outputs (6)C13 or C19 RPDU-DE5R-006

VA7G9201 Vertiv Geist RTS, Switched (Outlet Level), 2U, input (2) IEC60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DE5R-007

VA7U1100 Vertiv Geist RTS, Switched (Outlet Level), 1U, input (2) IEC60320 C14 power inlet 100-240V 10A or 15A,  
locking outputs (6)C13 RPDU-DE5R-006

VA7U11A0 Vertiv Geist RTS, Switched (Outlet Level), 1U, input (2) IEC60320 C14 power inlet 100-240V 10A or 15A,  
locking outputs (6)C13 RPDU-DE5R-007

VA7U2100 Vertiv Geist RTS, Switched (Outlet Level), 1U, input (2) IEC60320 C20 power inlet 100-240V 16A or 20A,  
combi outputs (6)C13 or C19 RPDU-DE5R-006

VA7U21A0 Vertiv Geist RTS, Switched (Outlet Level), 1U, input (2) IEC60320 C20 power inlet 100-240V 16A or 20A,  
combi outputs (6)C13 or C19 RPDU-DE5R-007

VP1G9100 Vertiv Geist PDU,Basic (upgradeable), EC, 1U, input IEC60309 power inlet 230V 32A, , Combi Outlets (12)C13/C19 RPDU-DE5R-002

VP1U1100 Vertiv Geist PDU,Basic (upgradeable), EC, 1U, IEC60320 C14 power inlet 100-240V 10A or 15A, locking outputs (10)C13 RPDU-DE5R-002

VP1U2100 Vertiv Geist PDU,Basic (upgradeable), EC, 1U, input IEC 60320 C20 power inlet 100-240V 16A or 20A,  
Combi Outlets (12)C13/C19 RPDU-DE5R-002

VP3G9100 Vertiv Geist PDU,Metered (upgradeable), EC, 1U, input IEC60309 power inlet 230V 32A, , Combi Outlets (12)C13/C29 RPDU-DE5R-002

VP3U2100 Vertiv Geist PDU, Metered(upgradeable), EC, 1U, input IEC 60320 C20 power inlet 100-240V 16A or 20A,  
Combi Outlets (12)C13/C19 RPDU-DE5R-002

VP4G20A1 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (24)C13 (6)C19 RPDU-DE5R-005

VP4G20A6 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, combi outputs (36)C13 or C19 RPDU-DE5R-005

VP4G20A7 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 16A, combi outputs (36)C13 or C19 RPDU-DE5R-003

VP4G20A7 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 16A, combi outputs (36)C13 or C19 RPDU-DE5R-003

VP4G20A9 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 16A, RCM, combi outlets (36)C13 or C19 RPDU-DE5R-004

VP4G20AA Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 16A, RCM, locking outlets (20)C13 (6)C19 RPDU-DE5R-004

VP4G20AB Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, RCM, combi outlets (36)C13 or C19 RPDU-DE5R-005

VP4G20AC Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, RCM,locking outlets (24)C13 (6)C19 RPDU-DE5R-004

VP4G20AD Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A, outputs (18)C13 (2)C19 RPDU-DE5R-004

VP4G20AE Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, outputs (36)C13 (6)C19 RPDU-DE5R-007

VP4G20AG Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 16A, locking outputs (12)C13 (6)C19 RPDU-DE5R-003

VP4G21A0 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230V 16A, locking outlets (10)C13 RPDU-DE5R-004

VP4G21A1 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230/400V 3x16A, locking outlets (6)C13 (3)C19 RPDU-DE5R-004

VP4G30A0 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (20)C13 (6)C19 RPDU-DE5R-004

VP4G30A3 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (30)C13 (6)C19 RPDU-DE5R-005

VP4G30A8 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (12)C13 (12)C19 RPDU-DE5R-006

VP4G30AD Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (24)C13 (6)C19 RPDU-DE5R-006

VP4G30AE Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (36)C13 (6)C19 RPDU-DE5R-006

VP4G30AF Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, combi outputs (36)C13 or C19 RPDU-DE5R-006

VP4G30AK Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 32A, combi outputs (36)C13 or C19 RPDU-DE5R-003

VP4G30AM Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 32A, RCM, combi outlets (36)C13 or C19 RPDU-DE5R-005

VP4G30AN Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 32A, RCM, locking outlets (20)C13 (6)C19 RPDU-DE5R-004

VP4G30AP Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, RCM,  
combi outlets (36)C13 or C19 RPDU-DE5R-006

VP4G30AQ Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, RCM,  
locking outlets (24)C13 (6)C19 RPDU-DE5R-006

VP4G30AR Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 32A, outputs (36)C13 (6)C19 RPDU-DE5R-004

VP4G30AS Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, outputs (30)C13 (12)C19 RPDU-DE5R-007

VP4G31A0 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230/400V 3x32A, locking outlets (6)C19 RPDU-DE5R-005
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VP4G31A1 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230V 32A, locking outlets (10)C13 RPDU-DE5R-004

VP4G31A3 Vertiv Geist Rack PDU Monitored (Unit Level), EC, 1U, input IEC 60309 230V 32A, Combi outputs (12) C13 or C19 RPDU-DE5R-004

VP4G31A4 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230V 32A, locking outlets (4)C13 (4)C19 RPDU-DE5R-004

VP4G31A5 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 2U, input IEC 60309 230/400V 3x32A, locking outlets (12)C19 RPDU-DE5R-006

VP4G32A0 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 2U, input IEC 60309 230V 32A, locking outlets (12)C13 (4)C19 RPDU-DE5R-005

VP4G7007 Monitored Unit Level,63A,230/400V WYE,43.4kW,Vertical,(36) Combi C13/C19,3P+N+E (IP67) RPDU-DE5R-007

VP4G9100 Vertiv Geist Rack PDU Monitored (Unit Level), EC, 1U, input IEC 60309 230V 32A, Combi outputs (12) C13 or C19 RPDU-DE5R-003

VP4U1100 Vertiv Geist PDU, Monitored (Unit Level), EC, 1U, IEC60320 C14 power inlet 100-240V 10A or 15A, locking outputs (10)C13 RPDU-DE5R-002

VP4U11A0 Vertiv Geist PDU, Monitored (Unit Level), EC, 1U, IEC60320 C14 power inlet 100-240V 10A or 15A, locking outputs (10)C13 RPDU-DE5R-002

VP4U2100 Vertiv Geist PDU, Monitored (Unit Level), EC, 1U, input IEC 60320 C20 power inlet 100-240V 16A or 20A,  
Combi Outlets (12)C13/C19 RPDU-DE5R-002

VP4U21A1 Vertiv Geist PDU, Monitored (Unit Level), EC, 1U, input IEC 60320 C20 power inlet 100-240V 16A or 20A,  
Combi Outlets (12)C13/C19 RPDU-DE5R-002

VP4UU0A1 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, UPDU rating 3ph|16A|230/415V, combi outputs (42)C13 or C19 RPDU-DE5R-006

VP4UU1A0 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, UPDU rating 3ph|16A|230/415V, combi outlets (12)C13 or C19 RPDU-DE5R-005

VP4UV0A1 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (36)C13 (6)C19 RPDU-DE5R-003

VP4UV0A2 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, UPDU rating 3ph|32A|230/415V, combi outputs (24)C13 or C19 RPDU-DE5R-006

VP4UV0A3 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, UPDU rating 3ph|32A|230/415V, combi outputs (48)C13 or C19 RPDU-DE5R-006

VP4UV2A0 Vertiv Geist Rack PDU, Monitored (Unit Level), 2U, UPDU rating 3ph|32A|230/415V, locking outlets (12)C13 (6)C19 RPDU-DE5R-006

VP4UV2A1 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 2U, UPDU rating 3ph|32A|230/415V, combi outlets (24)C13 or C19 RPDU-DE5R-006

VP52101 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 1U, input IEC 60320 C20 power inlet 230V 16A,  
combi outputs (12)C13 or C19 RPDU-DE5R-006

VP59100 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 1U, input IEC 60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DE5R-006

VP5G20A0 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (21)C13 (3)C19 RPDU-DE5R-007

VP5G20A2 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (24)C13 (12)C19 RPDU-DE5R-007

VP5G20A3 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (30)C13 (6)C19 RPDU-DE5R-007

VP5G20A8 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230V 16A, locking outputs (10)C13 (2)C19 RPDU-DE5R-006

VP5G20AA Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), EC, 0U, input IEC 60309 230V 16A, RCM, 
combi outputs (24)C13 or C19 RPDU-DE5R-007

VP5G20AB Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), 0U, input IEC 60309 230V 16A, RCM,  
locking outlets (21)C13 (3)C19 RPDU-DE5R-007

VP5G20AC Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), EC, 0U, input IEC 60309 230/400V 3x16A, RCM,  
combi outputs (24)C13 or C19 RPDU-DE5R-007

VP5G20AD Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), 0U, input IEC 60309 230/400V 3x16A, RCM,  
locking outlets (24)C13 (12)C19 RPDU-DE5R-008

VP5G20AE Vertiv Geist PDU, Switched (Unit Level), EC, 0U, 16A, 230V, input IEC 60309, Combi Outlets (24)C13/C19 RPDU-DE5R-006

VP5G20AF Vertiv Geist PDU, Switched (Unit Level), EC, 0U, input IEC 60309, 16A, 230/400V,  Combi Outlets (24)C13/C19 RPDU-DE5R-007

VP5G20AG Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (21)C13 (3)C19 RPDU-DE5R-006

VP5G21A0 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 1U, input IEC 60309 230/400V 3x16A, combi outlets (12)C13 or C19 RPDU-DE5R-006

VP5G30A0 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (30)C13 (6)C19 RPDU-DE5R-008

VP5G30A2 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (24)C13 (12)C19 RPDU-DE5R-008

VP5G30A4 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (12)C13 (12)C19 RPDU-DE5R-008

VP5G30A5 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (42)C13 (6)C19 RPDU-DE5R-008

VP5G30A7 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (20)C13 (4)C19 RPDU-DE5R-006

VP5G30A8 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (18)C13 (6)C19 RPDU-DE5R-006

VP5G30A9 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (30)C13 (6)C19 RPDU-DE5R-006
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VP5G30AB Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), EC, 0U, input IEC 60309 230V 32A, RCM,  
combi outputs (24)C13 or C19 RPDU-DE5R-007

VP5G30AC Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), 0U, input IEC 60309 230V 32A, RCM,  
locking outlets (20)C13 (4)C19 RPDU-DE5R-007

VP5G30AD Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), EC, 0U, input IEC 60309 230/400V 3x32A, RCM,  
combi outputs (36)C13 or C19 RPDU-DE5R-008

VA7G32A0 Vertiv Geist RTS, Switched (Outlet Level), 2U, input (2) IEC60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DE5R-008

VA7G8100 Vertiv Geist RTS, Switched (Outlet Level), 1U,input (2) IEC60309 230V 16A, combi outputs (6)C13 or C19 RPDU-DE5R-006

VA7G9201 Vertiv Geist RTS, Switched (Outlet Level), 2U, input (2) IEC60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DE5R-007

VA7U1100 Vertiv Geist RTS, Switched (Outlet Level), 1U, input (2) IEC60320 C14 power inlet 100-240V 10A or 15A,  
locking outputs (6)C13 RPDU-DE5R-006

VP5G30AE Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), 0U, input IEC 60309 230/400V 3x32A, RCM,  
locking outlets (30)C13 (6)C19 RPDU-DE5R-008

VA7U11A0 Vertiv Geist RTS, Switched (Outlet Level), 1U, input (2) IEC60320 C14 power inlet 100-240V 10A or 15A,  
locking outputs (6)C13 RPDU-DE5R-007

VA7U2100 Vertiv Geist RTS, Switched (Outlet Level), 1U, input (2) IEC60320 C20 power inlet 100-240V 16A or 20A,  
combi outputs (6)C13 or C19 RPDU-DE5R-006

VA7U21A0 Vertiv Geist RTS, Switched (Outlet Level), 1U, input (2) IEC60320 C20 power inlet 100-240V 16A or 20A,  
combi outputs (6)C13 or C19 RPDU-DE5R-007

VP1G9100 Vertiv Geist PDU,Basic (upgradeable), EC, 1U, input IEC60309 power inlet 230V 32A, , Combi Outlets (12)C13/C19 RPDU-DE5R-002

VP1U1100 Vertiv Geist PDU,Basic (upgradeable), EC, 1U, IEC60320 C14 power inlet 100-240V 10A or 15A, locking outputs (10)C13 RPDU-DE5R-002

VP1U2100 Vertiv Geist PDU,Basic (upgradeable), EC, 1U, input IEC 60320 C20 power inlet 100-240V 16A or 20A,  
Combi Outlets (12)C13/C19 RPDU-DE5R-002

VP3G9100 Vertiv Geist PDU,Metered (upgradeable), EC, 1U, input IEC60309 power inlet 230V 32A, , Combi Outlets (12)C13/C29 RPDU-DE5R-002

VP3U2100 Vertiv Geist PDU, Metered(upgradeable), EC, 1U, input IEC 60320 C20 power inlet 100-240V 16A or 20A,  
Combi Outlets (12)C13/C19 RPDU-DE5R-002

VP4G20A1 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (24)C13 (6)C19 RPDU-DE5R-005

VP4G20A6 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, combi outputs (36)C13 or C19 RPDU-DE5R-005

VP4G20A7 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 16A, combi outputs (36)C13 or C19 RPDU-DE5R-003

VP4G20A7 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 16A, combi outputs (36)C13 or C19 RPDU-DE5R-003

VP4G20A9 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 16A, RCM, combi outlets (36)C13 or C19 RPDU-DE5R-004

VP4G20AA Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 16A, RCM, locking outlets (20)C13 (6)C19 RPDU-DE5R-004

VP4G20AB Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, RCM, combi outlets (36)C13 or C19 RPDU-DE5R-005

VP4G20AC Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, RCM,locking outlets (24)C13 (6)C19 RPDU-DE5R-004

VP4G20AD Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A, outputs (18)C13 (2)C19 RPDU-DE5R-004

VP4G20AE Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, outputs (36)C13 (6)C19 RPDU-DE5R-007

VP4G20AG Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 16A, locking outputs (12)C13 (6)C19 RPDU-DE5R-003

VP4G21A0 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230V 16A, locking outlets (10)C13 RPDU-DE5R-004

VP4G21A1 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230/400V 3x16A, locking outlets (6)C13 (3)C19 RPDU-DE5R-004

VP4G30A0 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (20)C13 (6)C19 RPDU-DE5R-004

VP4G30A3 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (30)C13 (6)C19 RPDU-DE5R-005

VP4G30A8 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (12)C13 (12)C19 RPDU-DE5R-006

VP4G30AD Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (24)C13 (6)C19 RPDU-DE5R-006

VP4G30AE Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (36)C13 (6)C19 RPDU-DE5R-006

VP4G30AF Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, combi outputs (36)C13 or C19 RPDU-DE5R-006

VP4G30AK Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 32A, combi outputs (36)C13 or C19 RPDU-DE5R-003

VP4G30AM Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 32A, RCM, combi outlets (36)C13 or C19 RPDU-DE5R-005

VP4G30AN Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 32A, RCM, locking outlets (20)C13 (6)C19 RPDU-DE5R-004

VP4G30AP Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, RCM,  
combi outlets (36)C13 or C19 RPDU-DE5R-006



15

Part Number Produktfamilie Distributions-Notfallhilfe

VP4G30AQ Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, RCM,  
locking outlets (24)C13 (6)C19 RPDU-DE5R-006

VP4G30AR Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 32A, outputs (36)C13 (6)C19 RPDU-DE5R-004

VP4G30AS Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, outputs (30)C13 (12)C19 RPDU-DE5R-007

VP4G31A0 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230/400V 3x32A, locking outlets (6)C19 RPDU-DE5R-005

VP4G31A1 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230V 32A, locking outlets (10)C13 RPDU-DE5R-004

VP4G31A3 Vertiv Geist Rack PDU Monitored (Unit Level), EC, 1U, input IEC 60309 230V 32A, Combi outputs (12) C13 or C19 RPDU-DE5R-004

VP4G31A4 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230V 32A, locking outlets (4)C13 (4)C19 RPDU-DE5R-004

VP4G31A5 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 2U, input IEC 60309 230/400V 3x32A, locking outlets (12)C19 RPDU-DE5R-006

VP4G32A0 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 2U, input IEC 60309 230V 32A, locking outlets (12)C13 (4)C19 RPDU-DE5R-005

VP4G7007 Monitored Unit Level,63A,230/400V WYE,43.4kW,Vertical,(36) Combi C13/C19,3P+N+E (IP67) RPDU-DE5R-007

VP4G9100 Vertiv Geist Rack PDU Monitored (Unit Level), EC, 1U, input IEC 60309 230V 32A, Combi outputs (12) C13 or C19 RPDU-DE5R-003

VP4U1100 Vertiv Geist PDU, Monitored (Unit Level), EC, 1U, IEC60320 C14 power inlet 100-240V 10A or 15A, locking outputs (10)C13 RPDU-DE5R-002

VP4U11A0 Vertiv Geist PDU, Monitored (Unit Level), EC, 1U, IEC60320 C14 power inlet 100-240V 10A or 15A, locking outputs (10)C13 RPDU-DE5R-002

VP4U2100 Vertiv Geist PDU, Monitored (Unit Level), EC, 1U, input IEC 60320 C20 power inlet 100-240V 16A or 20A,  
Combi Outlets (12)C13/C19 RPDU-DE5R-002

VP4U21A1 Vertiv Geist PDU, Monitored (Unit Level), EC, 1U, input IEC 60320 C20 power inlet 100-240V 16A or 20A,  
Combi Outlets (12)C13/C19 RPDU-DE5R-002

VP4UU0A1 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, UPDU rating 3ph|16A|230/415V, combi outputs (42)C13 or C19 RPDU-DE5R-006

VP4UU1A0 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, UPDU rating 3ph|16A|230/415V, combi outlets (12)C13 or C19 RPDU-DE5R-005

VP4UV0A1 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (36)C13 (6)C19 RPDU-DE5R-003

VP4UV0A2 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, UPDU rating 3ph|32A|230/415V, combi outputs (24)C13 or C19 RPDU-DE5R-006

VP4UV0A3 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, UPDU rating 3ph|32A|230/415V, combi outputs (48)C13 or C19 RPDU-DE5R-006

VP4UV2A0 Vertiv Geist Rack PDU, Monitored (Unit Level), 2U, UPDU rating 3ph|32A|230/415V, locking outlets (12)C13 (6)C19 RPDU-DE5R-006

VP4UV2A1 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 2U, UPDU rating 3ph|32A|230/415V, combi outlets (24)C13 or C19 RPDU-DE5R-006

VP52101 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 1U, input IEC 60320 C20 power inlet 230V 16A,  
combi outputs (12)C13 or C19 RPDU-DE5R-006

VP59100 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 1U, input IEC 60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DE5R-006

VP5G20A0 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (21)C13 (3)C19 RPDU-DE5R-007

VP5G20A2 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (24)C13 (12)C19 RPDU-DE5R-007

VP5G20A3 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (30)C13 (6)C19 RPDU-DE5R-007

VP5G20A8 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230V 16A, locking outputs (10)C13 (2)C19 RPDU-DE5R-006

VP5G20AA Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), EC, 0U, input IEC 60309 230V 16A, RCM, 
combi outputs (24)C13 or C19 RPDU-DE5R-007

VP5G20AB Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), 0U, input IEC 60309 230V 16A, RCM,  
locking outlets (21)C13 (3)C19 RPDU-DE5R-007

VP5G20AC Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), EC, 0U, input IEC 60309 230/400V 3x16A, RCM,  
combi outputs (24)C13 or C19 RPDU-DE5R-007

VP5G20AD Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), 0U, input IEC 60309 230/400V 3x16A, RCM,  
locking outlets (24)C13 (12)C19 RPDU-DE5R-008

VP5G20AE Vertiv Geist PDU, Switched (Unit Level), EC, 0U, 16A, 230V, input IEC 60309, Combi Outlets (24)C13/C19 RPDU-DE5R-006

VP5G20AF Vertiv Geist PDU, Switched (Unit Level), EC, 0U, input IEC 60309, 16A, 230/400V,  Combi Outlets (24)C13/C19 RPDU-DE5R-007

VP5G20AG Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (21)C13 (3)C19 RPDU-DE5R-006

VP5G21A0 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 1U, input IEC 60309 230/400V 3x16A, combi outlets (12)C13 or C19 RPDU-DE5R-006

VP5G30A0 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (30)C13 (6)C19 RPDU-DE5R-008

VP5G30A2 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (24)C13 (12)C19 RPDU-DE5R-008

VP5G30A4 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (12)C13 (12)C19 RPDU-DE5R-008
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VP5G30A5 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (42)C13 (6)C19 RPDU-DE5R-008

VP5G30A7 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (20)C13 (4)C19 RPDU-DE5R-006

VP5G30A8 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (18)C13 (6)C19 RPDU-DE5R-006

VP5G30A9 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (30)C13 (6)C19 RPDU-DE5R-006

VP5G30AB Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), EC, 0U, input IEC 60309 230V 32A, RCM,  
combi outputs (24)C13 or C19 RPDU-DE5R-007

VP5G30AC Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), 0U, input IEC 60309 230V 32A, RCM,  
locking outlets (20)C13 (4)C19 RPDU-DE5R-007

VP5G30AD Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), EC, 0U, input IEC 60309 230/400V 3x32A, RCM,  
combi outputs (36)C13 or C19 RPDU-DE5R-008

VA7G32A0 Vertiv Geist RTS, Switched (Outlet Level), 2U, input (2) IEC60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DE5R-008

VA7G8100 Vertiv Geist RTS, Switched (Outlet Level), 1U,input (2) IEC60309 230V 16A, combi outputs (6)C13 or C19 RPDU-DE5R-006

VA7G9201 Vertiv Geist RTS, Switched (Outlet Level), 2U, input (2) IEC60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DE5R-007

VA7U1100 Vertiv Geist RTS, Switched (Outlet Level), 1U, input (2) IEC60320 C14 power inlet 100-240V 10A or 15A,  
locking outputs (6)C13 RPDU-DE5R-006

VP5G30AE Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), 0U, input IEC 60309 230/400V 3x32A, RCM,  
locking outlets (30)C13 (6)C19 RPDU-DE5R-008

VP5G30AF Vertiv Geist PDU, Switched (Unit Level), EC, 0U, 32A, 230V, input IEC 60309, Combi Outlets (24)C13/C19 RPDU-DE5R-007

VP5G30AG Vertiv Geist PDU, Switched (Unit Level), EC, 0U, 32A, 230V, input IEC 60309, Combi Outlets (36)C13/C19 RPDU-DE5R-008

VP5G30AH Vertiv Geist PDU, Switched (Unit Level), EC, 0U, 32A, 230/400V, input IEC 60309, Combi Outlets (36)C13/C19 RPDU-DE5R-008

VP5G30AJ Vertiv Geist PDU, Switched (Unit Level), EC, 0U, 32A, 230/400V, input IEC 60309, Combi Outlets (48)C13/C19 RPDU-DE5R-008

VP5G31A0 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 1U, input IEC 60309 230V 32A, combi outlets (12)C13 or C19 RPDU-DE5R-006

VP5G31A1 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 1U, input IEC 60309 230/400V 3x32A, combi outlets (12)C13 or C19 RPDU-DE5R-006

VP5G7000 Vertiv Geist PDU, Switched (Unit Level), EC, 0U, input IEC 60309, 63A, 230/400V, Combi Outlets (48)C13/C19 RPDU-DE5R-008

VP5G7004 Switched Unit Level Monitoring,63A,230/400V WYE,43.4kW,Vertical,(36) Combi C13/C19,3P+N+E (IP67) RPDU-DE5R-007

VP5U20A0 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A, locking outputs (24)C13 RPDU-DE5R-006

VP5U20A1 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (21)C13 (3)C19 RPDU-DE5R-006

VP5U20A2 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (18)C13 (6)C19 RPDU-DE5R-006

VP5U20A3 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (10)C13 (2)C19 RPDU-DE5R-006

VP5U21A0 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 1U, input IEC 60320 C20 power inlet 230V 16A,  
combi outlets (12)C13 or C19 RPDU-DE5R-006

VP5UU003 Vertiv Geist PDU, Switched (Unit Level), EC, 0U, 11.0 kW, Variable Power Configuration, Vertical, Combi Outlets (24)C13/C19 RPDU-DE5R-008

VP5UU0A0 Vertiv Geist Rack PDU, Switched (Unit Level), 0U, UPDU rating 3ph|16A|230/415V, locking outputs (30)C13 (6)C19 RPDU-DE5R-008

VP5UU0A1 Vertiv Geist Rack PDU, Switched Unit Level Monitoring EC, Residual Current Metering Type B, 11.0kW,  
Variable Power Configuration, Vertical, (24) Combination C13/C19, Universal Inlet, Black Powder Coat RPDU-DE5R-007

VP5UU0A2 Vertiv Geist Rack PDU, Switched Unit Level Monitoring EC, 11.0kW, Variable Power Configuration, Vertical,  
(24) Combination C13/C19, Universal Inlet, Black Powder Coat RPDU-DE5R-007

VP5UV0A0 Vertiv Geist Rack PDU, Switched (Unit Level), 0U, UPDU rating 3ph|32A|230/415V, locking outputs (18)C13 (12)C19 RPDU-DE5R-008

VP5UV0A1 Vertiv Geist Rack PDU, Switched Unit Level Monitoring EC, Residual Current Metering Type B, 22.0kW,  
Variable Power Configuration, Vertical, (24) Combination C13/C19, Universal Inlet, Black Powder Coat RPDU-DE5R-007

VP5UV0A2 Vertiv Geist PDU, Switched (Unit Level), EC, 0U, 22.0 kW, Variable Power Configuration, Vertical, Combi Outlets (48)C13/C19 RPDU-DE5R-008

VP5UV0A3 Vertiv Geist PDU, Switched (Unit Level), EC, 0U, 22.0 kW, Variable Power Configuration, Vertical, Combi Outlets (24)C13/C19 RPDU-DE5R-008

VP6G20A0 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (21)C13 (3)C19 RPDU-DE5R-008

VP6G20A2 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (24)C13 (12)C19 RPDU-DE5R-008

VP6G20A3 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (30)C13 (6)C19 RPDU-DE5R-008

VP6G20A8 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230V 16A, locking outputs (10)C13 (2)C19 RPDU-DE5R-007

VP6G20AA Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230V 16A, RCM, combi outputs (24)C13 or C19 RPDU-DE5R-007
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VP6G20AB Vertiv Geist Rack PDU, Monitored (Outlet Level), 0U, input IEC 60309 230V 16A, RCM, locking outlets (21)C13 (3)C19 RPDU-DE5R-007

VP6G20AC Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x16A, RCM,  
combi outputs (24)C13 or C19 RPDU-DE5R-007

VP6G20AD Vertiv Geist Rack PDU, Monitored (Outlet Level), 0U, input IEC 60309 230/400V 3x16A, RCM, 
locking outlets (24)C13 (12)C19 RPDU-DE5R-008

VP6G20AE Vertiv Geist PDU, Monitored (Outlet Level), EC, 0U, 16A, 230V, input IEC 60309, Combi Outlets (24)C13/C19 RPDU-DE5R-007

VP6G20AF Vertiv Geist PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309, 16A, 230/400V,  Combi Outlets (24)C13/C19 RPDU-DE5R-007

VP6G21A0 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 1U, input IEC 60309 230/400V 3x16A, combi outlets (12)C13 or C19 RPDU-DE5R-006

VP6G30A0 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (30)C13 (6)C19 RPDU-DE5R-008

VP6G30A2 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x32A, 
locking outputs (24)C13 (12)C19 RPDU-DE5R-008

VP6G30A4 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x32A,  
locking outputs (12)C13 (12)C19 RPDU-DE5R-008

VP6G30A5 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (42)C13 (6)C19 RPDU-DE5R-008

VP6G30A7 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (20)C13 (4)C19 RPDU-DE5R-007

VP6G30A8 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (18)C13 (6)C19 RPDU-DE5R-007

VP6G30A9 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (30)C13 (6)C19 RPDU-DE5R-007

VP6G30AB Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230V 32A, RCM, combi outputs (24)C13 or C19 RPDU-DE5R-007

VP6G30AC Vertiv Geist Rack PDU, Monitored (Outlet Level), 0U, input IEC 60309 230V 32A, RCM, locking outlets (20)C13 (4)C19 RPDU-DE5R-007

VP6G30AD Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x32A, RCM,  
combi outputs (36)C13 or C19 RPDU-DE5R-008

VP6G30AE Vertiv Geist Rack PDU, Monitored (Outlet Level), 0U, input IEC 60309 230/400V 3x32A, RCM,  
locking outlets (30)C13 (6)C19 RPDU-DE5R-008

VP6G30AF Vertiv Geist PDU, Monitored (Outlet Level) EC, 0U, 32A, 230V, input IEC 60309, Combi Outlets (24)C13/C19 RPDU-DE5R-007

VP6G30AG Vertiv Geist PDU, Monitored (Outlet Level) EC, 0U, 32A, 230V, input IEC 60309, Combi Outlets (36)C13/C19 RPDU-DE5R-008

VP6G30AH Vertiv Geist PDU, Monitored (Outlet Level) EC, 0U, 32A, 230/400V, input IEC 60309,  Combi Outlets (36)C13/C19 RPDU-DE5R-008

VP6G30AJ Vertiv Geist PDU, Monitored (Outlet Level) EC, 0U, 32A, 230/400V, input IEC 60309, Combi Outlets (48)C13/C19 RPDU-DE5R-008

VP6G31A0 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 1U, input IEC 60309 230V 32A, combi outlets (12)C13 or C19 RPDU-DE5R-006

VP6G31A1 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 1U, input IEC 60309 230/400V 3x32A, combi outlets (12)C13 or C19 RPDU-DE5R-006

VP6G7000 Vertiv Geist PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309, 63A, 230/400V,  Combi Outlets (48)C13/C19 RPDU-DE5R-008

VP6G7004 Monitored Outlet Level,63A,230/400V WYE,43.4kW,Vertical,(36) Combi C13/C19,3P+N+E (IP67) RPDU-DE5R-007

VP6U20A0 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (24)C13 RPDU-DE5R-007

VP6U20A1 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (21)C13 (3)C19 RPDU-DE5R-007

VP6U20A2 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (18)C13 (6)C19 RPDU-DE5R-007

VP6U20A3 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (10)C13 (2)C19 RPDU-DE5R-007

VP6U21A0 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 1U, input IEC 60320 C20 power inlet 230V 16A,  
combi outlets (12)C13 or C19 RPDU-DE5R-006

VP6UU0A0 Vertiv Geist Rack PDU, Monitored (Outlet Level), 0U, UPDU rating 3ph|16A|230/415V, locking outputs (30)C13 (6)C19 RPDU-DE5R-007

VP6UU0A1 Vertiv Geist Rack PDU, Monitored Outlet Level EC, Residual Current Metering Type B, 11.0kW,  
Variable Power Configuration, Vertical, (24) Combination C13/C19, Universal Inlet, Black Powder Coat RPDU-DE5R-007

VP6UU0A2 Vertiv Geist PDU, Monitored (Outlet Level) EC, 0U, 11.0 kW, Variable Power Configuration, Vertical,  
Combi Outlets (24)C13/C19 RPDU-DE5R-008

VP6UV0A0 Vertiv Geist Rack PDU, Monitored (Outlet Level), 0U, UPDU rating 3ph|32A|230/415V, locking outputs (18)C13 (12)C19 RPDU-DE5R-007

VP6UV0A1 Vertiv Geist Rack PDU, Monitored Outlet Level EC, Residual Current Metering Type B, 22.0kW,  
Variable Power Configuration, Vertical, (24) Combination C13/C19, Universal Inlet, Black Powder Coat. RPDU-DE5R-007

VP6UV0A2 Vertiv Geist PDU, Monitored (Outlet Level) EC, 0U, 22.0 kW, Variable Power Configuration, 
Vertical, Combi Outlets (48)C13/C19 RPDU-DE5R-008



18

Serviceangebot für den Channel

Part Number Produktfamilie Distributions-Notfallhilfe

VP6UV0A3 Vertiv Geist PDU, Monitored (Outlet Level) EC, 0U, 22.0 kW, Variable Power Configuration, Vertical,  
Combi Outlets (24)C13/C19 RPDU-DE5R-008

VP7551 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 16A, outputs (20)C13 (4)C19 RPDU-DE5R-001

VP7552 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60320 C20 power inlet 230V 16A, outputs (20)C13 (4)C19 RPDU-DE5R-001

VP7553 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, outputs (20)C13 (4)C19 RPDU-DE5R-002

VP7557 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230/400V 3x16A, outputs (36)C13 (6)C19 RPDU-DE5R-004

VP7G20A0 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (21)C13 (3)C19 RPDU-DE5R-008

VP7G20A2 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (24)C13 (12)C19 RPDU-DE5R-008

VP7G20A3 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (30)C13 (6)C19 RPDU-DE5R-008

VP7G20A8 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60309 230V 16A, locking outputs (10)C13 (2)C19 RPDU-DE5R-007

VP7G20AA Vertiv Geist Rack PDU, Switched (Outlet Level Monitoring), EC, 0U, input IEC 60309 230V 16A, RCM,  
combi outputs (24)C13 or C19 RPDU-DE5R-007

VP7G20AB Vertiv Geist Rack PDU, Switched (Outlet Level Monitoring), 0U, input IEC 60309 230V 16A, RCM, 
locking outlets (21)C13 (3)C19 RPDU-DE5R-007

VP7G20AC Vertiv Geist Rack PDU, Switched (Outlet Level Monitoring), EC, 0U, input IEC 60309 230/400V 3x16A, RCM,  
combi outputs (24)C13 or C19 RPDU-DE5R-007

VP7G20AD Vertiv Geist Rack PDU, Switched (Outlet Level Monitoring), 0U, input IEC 60309 230/400V 3x16A, RCM, 
locking outlets (24)C13 (12)C19 RPDU-DE5R-008

VP7G20AE Vertiv Geist PDU, Switched (Outlet Level), EC, 0U, 16A, 230V, input IEC 60309, Combi Outlets (24)C13/C19 RPDU-DE5R-007

VP7G20AF Vertiv Geist PDU, Switched (Outlet Level), EC, 0U, input IEC 60309, 16A, 230/400V,  Combi Outlets (24)C13/C19 RPDU-DE5R-007

VP7G21A0 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 1U, input IEC 60309 230/400V 3x16A, combi outlets (12)C13 or C19 RPDU-DE5R-006

VP7G30A0 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (30)C13 (6)C19 RPDU-DE5R-008

VP7G30A2 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (24)C13 (12)C19 RPDU-DE5R-008

VP7G30A4 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (12)C13 (12)C19 RPDU-DE5R-008

VP7G30A5 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (42)C13 (6)C19 RPDU-DE5R-008

VP7G30A7 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (20)C13 (4)C19 RPDU-DE5R-007

VP7G30A8 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (18)C13 (6)C19 RPDU-DE5R-007

VP7G30A9 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (30)C13 (6)C19 RPDU-DE5R-008

VP7G30AB Vertiv Geist Rack PDU, Switched (Outlet Level Monitoring), EC, 0U, input IEC 60309 230V 32A, RCM,  
combi outputs (24)C13 or C19 RPDU-DE5R-007

VP7G30AC Vertiv Geist Rack PDU, Switched (Outlet Level Monitoring), 0U, input IEC 60309 230V 32A, RCM,  
locking outlets (20)C13 (4)C19 RPDU-DE5R-007

VP7G30AD Vertiv Geist Rack PDU, Switched (Outlet Level Monitoring), EC, 0U, input IEC 60309 230/400V 3x32A, RCM,  
combi outlets (36)C13 or C19 RPDU-DE5R-008

VP7G30AE Vertiv Geist Rack PDU, Switched (Outlet Level Monitoring), 0U, input IEC 60309 230/400V 3x32A, RCM, l 
ocking outlets (30)C13 (6)C19 RPDU-DE5R-008

VP7G30AF Vertiv Geist PDU, Switched (Outlet Level), EC, 0U, 32A, 230V, input IEC 60309, Combi Outlets (24)C13/C19 RPDU-DE5R-007

VP7G30AG Vertiv Geist PDU, Switched (Outlet Level), EC, 0U, 32A, 230V, input IEC 60309, Combi Outlets (36)C13/C19 RPDU-DE5R-008

VP7G30AH Vertiv Geist PDU, Switched (Outlet Level), EC, 0U, 32A, 230/400V, input IEC 60309, Combi Outlets (36)C13/C19 RPDU-DE5R-008

VP7G30AJ Vertiv Geist PDU, Switched (Outlet Level), EC, 0U, 32A, 230/400V, input IEC 60309, , Combi Outlets (48)C13/C19 RPDU-DE5R-008

VP7G31A0 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 1U, input IEC 60309 230V 32A, combi outlets (12)C13 or C19 RPDU-DE5R-006

VP7G31A1 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 1U, input IEC 60309 230/400V 3x32A, combi outlets (12)C13 or C19 RPDU-DE5R-006

VP7G7002 Vertiv Geist PDU, Switched (Outlet Level), EC, 0U, input IEC 60309, 63A, 230/400V,  Combi Outlets (48)C13/C19 RPDU-DE5R-008

VP7G7004 Switched Outlet Level Monitoring,63A,230/400V WYE,43.4kW,Vertical,(36) Combi C13/C19,3P+N+E (IP67) RPDU-DE5R-007

VP7GA001 rPDU, Switched Outlet Level Monitoring, 80A, 240/415V WYE, 57.6kW, Vertical, (36) Combination C13/C19, Hardwired, 
Black Powder Coat. RPDU-DE5R-008

VP7U20A0 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (24)C13 RPDU-DE5R-007

VP7U20A1 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (21)C13 (3)C19 RPDU-DE5R-006
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VP7U20A2 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (18)C13 (6)C19 RPDU-DE5R-007

VP7U20A3 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (10)C13 (2)C19 RPDU-DE5R-007

VP7U21A0 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 1U, input IEC 60320 C20 power inlet 230V 16A,  
combi outlets (12)C13 or C19 RPDU-DE5R-006

VP7UA001 Switched Outlet Level Monitoring,80A,230/400V WYE,55.2kW,Vertical,(36) Combi C13/C19,Hardwired RPDU-DE5R-008

VP7UA002 rPDU, Switched Outlet Level Monitoring, 80A, 240/415V WYE, 57.6kW, Vertical, (36) Combination C13/C19, Hardwired,  
Black Powder Coat RPDU-DE5R-008

VP7UU0A0 Vertiv Geist Rack PDU, Switched (Outlet Level), 0U, UPDU rating 3ph|16A|230/415V, locking outputs (30)C13 (6)C19 RPDU-DE5R-008

VP7UU0A1 Vertiv Geist Rack PDU, Switched Outlet Level Monitoring EC, Residual Current Metering Type B, 11.0kW,  
Variable Power Configuration, Vertical, (24) Combination C13/C19, Universal Inlet, Black Powder Coat. RPDU-DE5R-007

VP7UU0A2 Vertiv Geist PDU, Switched (Outlet Level), EC, 0U,  11.0 kW, Variable Power Configuration, Vertical,  
Combi Outlets (24)C13/C19 RPDU-DE5R-008

VP7UV0A0 Vertiv Geist Rack PDU, Switched (Outlet Level), 0U, UPDU rating 3ph|32A|230/415V, locking outputs (18)C13 (12)C19 RPDU-DE5R-008

VP7UV0A1 Vertiv Geist Rack PDU, Switched Outlet Level Monitoring EC, Residual Current Metering Type B, 22.0kW,  
Variable Power Configuration, Vertical, (24) Combination C13/C19, Universal Inlet, Black Powder Coat RPDU-DE5R-007

VP7UV0A2 Vertiv Geist PDU, Switched (Outlet Level), EC, 0U, 22.0 kW, Variable Power Configuration, Vertical,  
Combi Outlets (48)C13/C19 RPDU-DE5R-008

VP7UV0A3 Vertiv Geist PDU, Switched (Outlet Level), EC, 0U, 22.0 kW Variable Power Configuration, Vertical,  
Combi Outlets (24)C13/C19 RPDU-DE5R-008

VP9559 Vertiv Geist Rack PDU, Basic, 1U, input IEC 60320 C20 power inlet 230V 16A, outputs (10)C13 (2)C19 RPDU-DE5R-002

Part Number Produktfamilie Distributions-Notfallhilfe

EP4G80A0 Vertiv Geist Rack PDU, Monitored ,0U,16A,220V,IEC60309*3m,C13*18 + C19*3,black RPDU-DER5R-002

EP4G81A0 Vertiv Geist Rack PDU, Monitored ,1U,16A,220V,Schuko*3m,Schuko*6,black RPDU-DER5R-002

EP4G90A0 Vertiv Geist Rack PDU, Monitored ,0U,32A,220V,IEC60309*3m,C13*20 + C19*4, Breaker,black RPDU-DER5R-004

EP4G90A1 Vertiv Geist Rack PDU, Monitored ,0U,32A,220V/380V,IEC60309*3m,C13*30 + C19*6, Breaker,black RPDU-DER5R-004

G1007 Vertiv Geist Rack PDU, Monitored (Unit Level), 0U, input IEC 60309 230V 16A, outputs (24)C13 (6)C19 RPDU-DER5R-003

G1009 Vertiv Geist Rack PDU, Basic, 0U/1U, input IEC 60320 C20 power inlet 230V 16A, outputs (10)C13 RPDU-DER5R-001

G1010 Vertiv Geist Rack PDU, Basic, 1U, input IEC 60320 C20 power inlet 230V 16A, outputs (16)C13 RPDU-DER5R-001

G1011 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60320 C20 power inlet 230V 16A, outputs (20)C13 RPDU-DER5R-001

G1012 Vertiv Geist Rack PDU, Monitored (Unit Level), 0U, input IEC 60320 C20 power inlet 230V 16A, outputs (20)C13 RPDU-DER5R-003

G1013 Vertiv Geist Rack PDU, Monitored (Unit Level), 1U, input IEC 60320 C20 power inlet 230V 16A, outputs (16)C13 RPDU-DER5R-003

G1014 Vertiv Geist Rack PDU, Monitored (Unit Level), 0U/1U, input IEC 60320 C20 power inlet 230V 16A, outputs (10)C13 RPDU-DER5R-003

G1022 Vertiv Geist Rack PDU, Basic, 0U/1U, input IEC 60309 230V 16A, outputs (8)C13 RPDU-DER5R-001

G1023 Vertiv Geist Rack PDU, Basic, 0U/1U, input IEC 60309 230V 16A, outputs (4)C13 (4)C19 RPDU-DER5R-001

G1024 Vertiv Geist Rack PDU, Basic, 0U/1U, input IEC 60309 230V 16A, outputs (10)C13 RPDU-DER5R-001

G1025 Vertiv Geist Rack PDU, Basic, 2U, input IEC 60309 230V 16A, outputs (16)C13 RPDU-DER5R-001

G1026 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 16A, outputs (24)C13 RPDU-DER5R-001

G1027 Vertiv Geist Rack PDU, Monitored (Unit Level), 0U/1U, input IEC 60309 230V 16A, outputs (8)C13 RPDU-DER5R-003

G1028 Vertiv Geist Rack PDU, Monitored (Unit Level), 0U/1U, input IEC 60309 230V 16A, outputs (4)C13 (4)C19 RPDU-DER5R-003

G1029 Vertiv Geist Rack PDU, Monitored (Unit Level), 0U/1U, input IEC 60309 230V 16A, outputs (10)C13 RPDU-DER5R-003

G1030 Vertiv Geist Rack PDU, Monitored (Unit Level), 2U, input IEC 60309 230V 16A, outputs (16)C13 RPDU-DER5R-003

G1031 Vertiv Geist Rack PDU, Monitored (Unit Level), 0U, input IEC 60309 230V 16A, outputs (24)C13 RPDU-DER5R-003

Bestehende Rack-PDU
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G1032 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 16A, outputs (24)C13 (6)C19 RPDU-DER5R-001

G1033 Vertiv Geist Rack PDU, Basic, 1U, input IEC 60309 230V 32A, outputs (12)C13 RPDU-DER5R-002

G1035 Vertiv Geist Rack PDU, Monitored (Unit Level), 1U, input IEC 60309 230V 32A, outputs (12)C13 RPDU-DER5R-003

G1036 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, outputs (24)C13 (6)C19 RPDU-DER5R-002

G1646L Vertiv Geist Rack PDU, Basic, 1U, input IEC 60309 230V 16A, locking outputs (10)C13 RPDU-DER5R-001

G1647L Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 16A, locking outputs (10)C13 (2)C19 RPDU-DER5R-002

G1648L Vertiv Geist Rack PDU, Basic, 1U, input IEC 60309 230V 32A, locking outputs (4)C13 (4)C19 RPDU-DER5R-002

G1649L Vertiv Geist Rack PDU, Basic, 2U, input IEC 60309 230V 32A, locking outputs (12)C13 (4)C19 RPDU-DER5R-002

G1650L Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, locking outputs (24)C13 (6)C19 RPDU-DER5R-002

G2102 Vertiv Geist Rack PDU, Basic, 1U, input BS1363 230V 13A, outputs (6)BS1367 RPDU-DER5R-001

G2103 Vertiv Geist Rack PDU, Monitored (Unit Level), 1U, input BS1363 230V 13A, outputs (6)BS1367 RPDU-DER5R-002

G2104 Vertiv Geist Rack PDU, Basic, 1U, input BS1363 230V 13A, outputs (8)BS1368 RPDU-DER5R-001

G2106 Vertiv Geist Rack PDU, Basic, 0U, input BS1363 230V 13A, outputs (10)BS1363 RPDU-DER5R-001

G2108 Vertiv Geist Rack PDU, Basic, 0U, input BS1363 230V 13A, outputs (12)BS1363 RPDU-DER5R-001

G2109 Vertiv Geist Rack PDU, Basic, 1U, input BS1363 230V 13A, outputs (8)BS1368 RPDU-DER5R-001

G2110 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 16A, outputs (10)BS1363 RPDU-DER5R-001

G2112 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 16A, outputs (12)BS1363 RPDU-DER5R-001

G2113 Vertiv Geist Rack PDU, Monitored (Unit Level), 0U, input IEC 60309 230V 16A, outputs (12)BS1363 RPDU-DER5R-003

G2114 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 16A, outputs (15)BS1364 RPDU-DER5R-001

G2118 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, outputs (15)BS1364 RPDU-DER5R-002

G2120 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, outputs (20)BS1365 RPDU-DER5R-002

G2120 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, outputs (20)BS1365 RPDU-DER5R-002

G2150 Vertiv Geist Rack PDU, Basic, 1U, input IEC60320 C14 230V 10A, outputs (6)BS1367 RPDU-DER5R-001

G2152 Vertiv Geist Rack PDU, Basic, 0U, input BS1363 230V 13A, outputs (15)BS1364 RPDU-DER5R-001

G2153 Vertiv Geist Rack PDU, Basic, 0U, input BS1363 230V 13A, outputs (20)BS1365 RPDU-DER5R-001

G2158 Vertiv Geist Rack PDU, Basic, 1U, input IEC 60309 230V 16A, outputs (4)BS1366 RPDU-DER5R-001

G2159 Vertiv Geist Rack PDU, Basic, 1U, input IEC 60309 230V 16A, outputs (6)BS1367 RPDU-DER5R-001

G2160 Vertiv Geist Rack PDU, Basic, 1U, input IEC 60309 230V 16A, outputs (8)BS1368 RPDU-DER5R-001

G2161 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 16A, outputs (20)BS1365 RPDU-DER5R-001

G2166 Vertiv Geist Rack PDU, Basic, 1U, input IEC 60309 230V 32A, outputs (4)BS1366 RPDU-DER5R-002

G2169 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, outputs (10)BS1363 RPDU-DER5R-002

G2174 Vertiv Geist Rack PDU, Basic, 1U, input BS1363 230V 13A, outlets (8)C13 RPDU-DER5R-001

G2175 Vertiv Geist Rack PDU, Basic, 1U, input BS1363 230V 13A, outputs (12)C13 RPDU-DER5R-001

G2176 Vertiv Geist Rack PDU, Basic, 2U, input BS1363 230V 13A, outputs (8)C13 RPDU-DER5R-001

G2177 Vertiv Geist Rack PDU, Basic, 1U, input BS1363 230V 13A, outputs (12)C13 RPDU-DER5R-001

G2178 Vertiv Geist Rack PDU, Basic, 1U, input BS1363 230V 13A, outputs (16)C13 RPDU-DER5R-001

G2179 Vertiv Geist Rack PDU, Basic, 0U, input BS1363 230V 13A, outputs (8)C13 RPDU-DER5R-001

G2180 Vertiv Geist Rack PDU, Basic, 0U, input BS1363 230V 13A, outputs (16)C13 RPDU-DER5R-001

G2181 Vertiv Geist Rack PDU, Basic, 0U, input BS1363 230V 13A, outputs (24)C13 RPDU-DER5R-001

G2183 Vertiv Geist Rack PDU, Basic, 1U, input IEC 60309 230V 16A, outputs (12)C13 RPDU-DER5R-001

G2187 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 16A, outputs (16)C13 RPDU-DER5R-001

G2192 Vertiv Geist Rack PDU, Basic, 2U, input IEC 60309 230V 32A, outputs (20)C13 RPDU-DER5R-002

G2194 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, outputs (24)C13 RPDU-DER5R-002
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G2195 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, outputs (30)C13 RPDU-DER5R-002

G2196 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, outputs (40)C13 RPDU-DER5R-002

G2197 Vertiv Geist Rack PDU, Basic, 1U, input IEC 60309 230V 16A, outputs (8)C13 (2)C19 RPDU-DER5R-001

G2199 Vertiv Geist Rack PDU, Basic, 2U, input IEC 60309 230V 16A, outputs (12)C13 (4)C19 RPDU-DER5R-001

G2200 Vertiv Geist Rack PDU, Basic, 2U, input IEC 60309 230V 32A, outputs (12)C13 (4)C19 RPDU-DER5R-002

G2201 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 16A, outputs (12)C13 (4)C19 RPDU-DER5R-001

G2202 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, outputs (12)C13 (4)C19 RPDU-DER5R-002

G2205 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, outputs (36)C13 (6)C19 RPDU-DER5R-002

G2223 Vertiv Geist Rack PDU, branch metered, 1U, input IEC 60309 230V 32A, outputs (6)BS1363 RPDU-DER5R-003

G2229 Vertiv Geist Rack PDU, branch metered, 1U, input BS1363 230V 13A, outputs (12)C13 RPDU-DER5R-002

G2231 Vertiv Geist Rack PDU, branch metered, 0U, input BS1363 230V 13A, outputs (24)C13 RPDU-DER5R-002

G2232 Vertiv Geist Rack PDU, branch metered, 1U, input IEC 60309 230V 16A, outputs (12)C13 RPDU-DER5R-003

G2235 Vertiv Geist Rack PDU, branch metered, 1U, input IEC 60309 230V 32A, outputs (12)C13 RPDU-DER5R-003

G2236 Vertiv Geist Rack PDU, branch metered, 2U, input IEC 60309 230V 32A, outputs (20)C13 RPDU-DER5R-003

G2241 Vertiv Geist Rack PDU, branch metered, 1U, input IEC 60309 230V 16A, outputs (8)C13 (2)C19 RPDU-DER5R-003

G2242 Vertiv Geist Rack PDU, branch metered, 1U, input IEC 60309 230V 32A, outputs (8)C13 (2)C19 RPDU-DER5R-003

G2243 Vertiv Geist Rack PDU, branch metered, 1U, input IEC 60309 230V 16A, outputs (12)C13 (4)C19 RPDU-DER5R-003

G2244 Vertiv Geist Rack PDU, branch metered, 2U, input IEC 60309 230V 32A, outputs (12)C13 (4)C19 RPDU-DER5R-003

G2246 Vertiv Geist Rack PDU, branch metered, 0U, input IEC 60309 230V 32A, outputs (12)C13 (4)C19 RPDU-DER5R-003

G2247 Vertiv Geist Rack PDU, branch metered, 0U, input IEC 60309 230V 16A, outputs (20)C13 (4)C19 RPDU-DER5R-003

G2248 Vertiv Geist Rack PDU, branch metered, 0U, input IEC 60309 230V 32A, outputs (20)C13 (4)C19 RPDU-DER5R-003

GI10001L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (12)C19 RPDU-DER5R-006

GI10002L Vertiv Geist Rack PDU, Basic (upgradeable), 2U, input IEC 60309 230/400V 3x32A, locking outputs (12)C19 RPDU-DER5R-006

GI10003L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 32A, locking outputs (30)C13 (6)C19 RPDU-DER5R-004

GI10004L Vertiv Geist Rack PDU, Basic (upgradeable), 2U, input IEC 60309 230V 32A, locking outputs (12)C13 (4)C19 RPDU-DER5R-004

GI10005L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (24)C13 (6)C19 RPDU-DER5R-006

GI10006L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 32A, locking outputs (30)C13 (6)C19 RPDU-DER5R-004

GI10007L Vertiv Geist Rack PDU, Basic (upgradeable), 2U, input IEC 60309 230V 32A, locking outputs (12)C13 (4)C19 RPDU-DER5R-004

GI10008L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (24)C13 (6)C19 RPDU-DER5R-006

GI10009L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x16A, locking outputs (36)C13 (6)C19 RPDU-DER5R-004

GI10010L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 16A, locking outputs (12)C13 (6)C19 RPDU-DER5R-003

GI10011 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 32A, outputs (36)C13 (6)C19 RPDU-DER5R-004

GI10012 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 32A, outputs (36)C13 (6)C19 RPDU-DER5R-004

GI10013 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x32A, outputs (36)C13 (6)C19 RPDU-DER5R-006

GI10014 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x32A, outputs (36)C13 (6)C19 RPDU-DER5R-006

GI10015L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (12)C13 (12)C19 RPDU-DER5R-006

GI10016 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 32A, outputs (30)C13 (6)C19 RPDU-DER5R-004

GI10017 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x32A, outputs (48)C13 RPDU-DER5R-006

GI10018L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 16A, locking outputs (20)C13 (6)C19 RPDU-DER5R-003

GI10019L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 32A, locking outputs (20)C13 (6)C19 RPDU-DER5R-004

GI10020L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (12)C19 RPDU-DER5R-006

GI10021L Vertiv Geist Rack PDU, Metered (upgradeable), 2U, input IEC 60309 230/400V 3x32A, locking outputs (12)C19 RPDU-DER5R-006

GI10022L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 32A, locking outputs (30)C13 (6)C19 RPDU-DER5R-005
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GI10023L Vertiv Geist Rack PDU, Metered (upgradeable), 2U, input IEC 60309 230V 32A, locking outputs (12)C13 (4)C19 RPDU-DER5R-005

GI10024L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (24)C13 (6)C19 RPDU-DER5R-006

GI10025L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 32A, locking outputs (30)C13 (6)C19 RPDU-DER5R-005

GI10026L Vertiv Geist Rack PDU, Metered (upgradeable), 2U, input IEC 60309 230V 32A, locking outputs (12)C13 (4)C19 RPDU-DER5R-005

GI10027L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (24)C13 (6)C19 RPDU-DER5R-006

GI10028L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x16A, locking outputs (36)C13 (6)C19 RPDU-DER5R-005

GI10029L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 16A, locking outputs (12)C13 (6)C19 RPDU-DER5R-003

GI10030 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 32A, outputs (36)C13 (6)C19 RPDU-DER5R-003

GI10031 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 32A, outputs (36)C13 (6)C19 RPDU-DER5R-003

GI10032 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x32A, outputs (36)C13 (6)C19 RPDU-DER5R-006

GI10033 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x32A, outputs (36)C13 (6)C19 RPDU-DER5R-006

GI10034L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (12)C13 (12)C19 RPDU-DER5R-006

GI10035 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 32A, outputs (30)C13 (6)C19 RPDU-DER5R-003

GI10036 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x32A, outputs (48)C13 RPDU-DER5R-006

GI10037L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 16A, locking outputs (20)C13 (6)C19 RPDU-DER5R-003

GI10038L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 32A, locking outputs (20)C13 (6)C19 RPDU-DER5R-005

GI10039 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 32A, outputs (20)BS1365 RPDU-DER5R-003

GI10040 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 32A, outputs (20)SCHUKO RPDU-DER5R-003

GI10041 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 16A, outputs (20)BS1365 RPDU-DER5R-003

GI10042 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 16A, outputs (20)SCHUKO RPDU-DER5R-003

GI10043L Vertiv Geist Rack PDU, Basic (upgradeable), 1U, input IEC 60309 230V 16A, locking outputs (10)C13 RPDU-DER5R-003

GI10044L Vertiv Geist Rack PDU, Basic (upgradeable), 1U, input IEC 60309 230/400V 3x32A, locking outputs (6)C19 RPDU-DER5R-006

GI10045L Vertiv Geist Rack PDU, Basic (upgradeable), 1U, input IEC 60309 230V 32A, locking outputs (10)C13 RPDU-DER5R-004

GI10046L Vertiv Geist Rack PDU, Basic (upgradeable), 1U, input IEC 60309 230V 32A, locking outputs (10)C13 RPDU-DER5R-004

GI10047L Vertiv Geist Rack PDU, Basic (upgradeable), 1U, input IEC 60309 230V 32A, locking outputs (4)C13 (4)C19 RPDU-DER5R-004

GI10048L Vertiv Geist Rack PDU, Basic (upgradeable), 1U, input IEC 60309 230V 32A, locking outputs (4)C13 (4)C19 RPDU-DER5R-004

GI10049L Vertiv Geist Rack PDU, Metered (upgradeable), 1U, input IEC 60309 230V 16A, locking outputs (10)C13 RPDU-DER5R-003

GI10050L Vertiv Geist Rack PDU, Metered (upgradeable), 1U, input IEC 60309 230/400V 3x32A, locking outputs (6)C19 RPDU-DER5R-006

GI10051L Vertiv Geist Rack PDU, Metered (upgradeable), 1U, input IEC 60309 230V 32A, locking outputs (10)C13 RPDU-DER5R-005

GI10052L Vertiv Geist Rack PDU, Metered (upgradeable), 1U, input IEC 60309 230V 32A, locking outputs (10)C13 RPDU-DER5R-005

GI10053L Vertiv Geist Rack PDU, Metered (upgradeable), 1U, input IEC 60309 230V 32A, locking outputs (4)C13 (4)C19 RPDU-DER5R-005

GI10054L Vertiv Geist Rack PDU, Metered (upgradeable), 1U, input IEC 60309 230V 32A, locking outputs (4)C13 (4)C19 RPDU-DER5R-005

GI10056L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (24)C13 (6)C19 RPDU-DER5R-006

GI10057L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (36)C13 (6)C19 RPDU-DER5R-006

GI10058L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (24)C13 (6)C19 RPDU-DER5R-006

GI10059L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (36)C13 (6)C19 RPDU-DER5R-006

GI10060L Vertiv Geist Rack PDU, Metered (upgradeable), 1U, input IEC 60309 230/400V 3x16A, locking outputs (6)C13 (3)C19 RPDU-DER5R-005

GI10061L Vertiv Geist Rack PDU, Metered (upgradeable), 2U, input IEC 60309 230/400V 3x16A, locking outputs (12)C13 (6)C19 RPDU-DER5R-005

GI10062L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x16A, locking outputs (12)C13 (6)C19 RPDU-DER5R-005

GI10063L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x16A, locking outputs (24)C13 (6)C19 RPDU-DER5R-005

GI10064 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x16A, outputs (36)C13 (6)C19 RPDU-DER5R-005

GI10065 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x16A, outputs (48)C13 RPDU-DER5R-005

GI10066L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x16A, locking outputs (36)C13 (6)C19 RPDU-DER5R-005



23

Part Number Produktfamilie Distributions-Notfallhilfe

GI10067L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x16A, locking outputs (36)C13 (6)C19 RPDU-DER5R-005

GI10068L Vertiv Geist Rack PDU, Basic (upgradeable), 1U, input IEC 60309 230/400V 3x16A, locking outputs (6)C13 (3)C19 RPDU-DER5R-004

GI10069L Vertiv Geist Rack PDU, Basic (upgradeable), 2U, input IEC 60309 230/400V 3x16A, locking outputs (12)C13 (6)C19 RPDU-DER5R-004

GI10070L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x16A, locking outputs (12)C13 (6)C19 RPDU-DER5R-004

GI10071L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x16A, locking outputs (24)C13 (6)C19 RPDU-DER5R-004

GI10072 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x16A, outputs (36)C13 (6)C19 RPDU-DER5R-004

GI10073 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x16A, outputs (48)C13 RPDU-DER5R-004

GI10074L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x16A, locking outputs (36)C13 (6)C19 RPDU-DER5R-004

GI10075L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x16A, locking outputs (36)C13 (6)C19 RPDU-DER5R-004

GI10091 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 32A, combi outputs (36)C13 or C19 RPDU-DER5R-004

GI10092 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x16A, combi outputs (36)C13 or C19 RPDU-DER5R-004

GI10093 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 16A, combi outputs (36)C13 or C19 RPDU-DER5R-003

GI10094 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x32A, combi outputs (36)C13 or C19 RPDU-DER5R-006

GI10095 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 32A, combi outputs (36)C13 or C19 RPDU-DER5R-003

GI10096 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x16A, combi outputs (36)C13 or C19 RPDU-DER5R-005

GI10097 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 16A, combi outputs (36)C13 or C19 RPDU-DER5R-003

GI10098 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x32A, combi outputs (36)C13 or C19 RPDU-DER5R-006

GI19986 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 32A, outputs (20)BS1365 RPDU-DER5R-004

GI19987 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 32A, outputs (20)SCHUKO RPDU-DER5R-004

GI19988 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 16A, outputs (20)BS1365 RPDU-DER5R-003

GI19989 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 16A, outputs (20)SCHUKO RPDU-DER5R-003

GI30030L Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 2U, input IEC 60309 230/400V 3x32A, locking outputs (12)C19 RPDU-DER5R-006

GI30032L Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 2U, input IEC 60309 230V 32A, locking outputs (12)C13 (4)C19 RPDU-DER5R-005

GI30059 Vertiv Geist Rack PDU, Inline Monitored, EC, 1U, input IEC 60309 230V 32A, output – connector IEC 60309 2P+E,  
230V 32A RPDU-DER5R-002

GI30060 Vertiv Geist Rack PDU, Inline Monitored, EC, 1U, input IEC 60309 230/400V 3x32A, output – connector IEC 60309 
3P+N+E, 230/400V 3x32A RPDU-DER5R-003

GI30073L Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230V 16A, locking outputs (10)C13 RPDU-DER5R-003

GI30074L Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230/400V 3x32A, locking outputs (6)C19 RPDU-DER5R-006

GI30075L Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230V 32A, locking outputs (10)C13 RPDU-DER5R-005

GI30077L Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230V 32A, locking outputs (4)C13 (4)C19 RPDU-DER5R-005

GI30107L Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 2U, input IEC 60309 230/400V 3x16A, locking outputs (12)C13 (6)C19 RPDU-DER5R-005

GI30108L Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230/400V 3x16A, locking outputs (6)C13 (3)C19 RPDU-DER5R-005

GI39987 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 32A, outputs (20)BS1365 RPDU-DER5R-003

GI39988 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 32A, outputs (20)SCHUKO RPDU-DER5R-003

GI39990 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 16A, outputs (20)SCHUKO RPDU-DER5R-003

GR30200 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 1U, input IEC 60309 230/400V 3x16A, combi outputs (12)C13 or C19 RPDU-DER5R-007

GR30202 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 1U, input IEC 60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DER5R-004

GR30203 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 1U, input IEC 60309 230/400V 3x32A, combi outputs (12)C13 or C19 RPDU-DER5R-007

GS30200 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 1U, input IEC 60309 230/400V 3x16A, combi outputs (12)C13 or C19 RPDU-DER5R-007

GS30203 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 1U, input IEC 60309 230/400V 3x32A, combi outputs (12)C13 or C19 RPDU-DER5R-007

GU30022L Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 1U, input IEC 60309 230/400V 3x32A, locking outputs (9)C13 (9)C19 RPDU-DER5R-008

GU30200 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 1U, input IEC 60309 230/400V 3x16A, combi outputs (12)C13 or C19 RPDU-DER5R-007

GU30202 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 1U, input IEC 60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DER5R-006
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GU30203 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 1U, input IEC 60309 230/400V 3x32A,  
combi outputs (12)C13 or C19 RPDU-DER5R-007

U1071L Vertiv Geist Rack PDU, Basic, 2U, UPDU rating 3ph|32A|230/415V, locking outputs (12)C13 (6)C19 RPDU-DER5R-005

U1072L Vertiv Geist Rack PDU, Basic, 0U, UPDU rating 3ph|16A|230/415V, locking outputs (24)C13 (12)C19 RPDU-DER5R-005

U1073L Vertiv Geist Rack PDU, Basic, 0U, UPDU rating 3ph|32A|230/415V, locking outputs (24)C13 (6)C19 RPDU-DER5R-005

U1075 Vertiv Geist Rack PDU, Basic, 0U, UPDU rating 3ph|16A|230/415V, combi outputs (42)C13 or C19 RPDU-DER5R-005

U1076 Vertiv Geist Rack PDU, Basic, 1U, UPDU rating 3ph|16A|230/415V, combi outputs (12)C13 or C19 RPDU-DER5R-005

U1077 Vertiv Geist Rack PDU, Basic, 2U, UPDU rating 3ph|32A|230/415V, combi outputs (24)C13 or C19 RPDU-DER5R-005

U1078 Vertiv Geist Rack PDU, Basic, 0U, UPDU rating 3ph|32A|230/415V, combi outputs (24)C13 or C19 RPDU-DER5R-005

U1079 Vertiv Geist Rack PDU, Basic, 0U, UPDU rating 3ph|32A|230/415V, combi outputs (48)C13 or C19 RPDU-DER5R-005

UI10001L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60320 C20 power inlet 230V 16A, 
locking outputs (36)C13 (6)C19 RPDU-DER5R-003

UI10007L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60320 C20 power inlet 230V 16A, 
locking outputs (36)C13 (6)C19 RPDU-DER5R-003

UI10014L Vertiv Geist Rack PDU, Basic (upgradeable), 1U, input IEC 60320 C20 power inlet 230V 16A, locking outputs (10)C13 RPDU-DER5R-003

UI10016L Vertiv Geist Rack PDU, Basic (upgradeable), 1U, input IEC 60320 C20 power inlet 230V 16A, locking outputs (10)C13 RPDU-DER5R-003

UI10022L Vertiv Geist Rack PDU, Basic, 0U, UPDU rating 3ph|32A|230/415V, locking outputs (12)C13 (6)C19 RPDU-DER5R-005

UI10023L Vertiv Geist Rack PDU, Basic, 0U, UPDU rating 3ph|16A|230/415V, locking outputs (24)C13 (12)C19 RPDU-DER5R-005

UI10024L Vertiv Geist Rack PDU, Basic, 0U, UPDU rating 3ph|32A|230/415V, locking outputs (24)C13 (6)C19 RPDU-DER5R-005

UI10025 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, UPDU rating 3ph|16A|230/415V, combi outputs (42)C13 or C19 RPDU-DER5R-005

UI10026 Vertiv Geist Rack PDU, Basic (upgradeable), 1U, UPDU rating 3ph|16A|230/415V, combi outputs (12)C13 or C19 RPDU-DER5R-005

UI10027 Vertiv Geist Rack PDU, Basic (upgradeable), 2U, UPDU rating 3ph|32A|230/415V, combi outputs (24)C13 or C19 RPDU-DER5R-005

UI10028 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, UPDU rating 3ph|32A|230/415V, combi outputs (24)C13 or C19 RPDU-DER5R-005

UI10029 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, UPDU rating 3ph|32A|230/415V, combi outputs (48)C13 or C19 RPDU-DER5R-005

UI30005L Vertiv Geist Rack PDU, Monitored (Unit Level), 2U, UPDU rating 3ph|32A|230/415V, locking outputs (12)C13 (6)C19 RPDU-DER5R-007

UI30024 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, UPDU rating 3ph|16A|230/415V, combi outputs (12)C13 or C19 RPDU-DER5R-006

UI30025 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 2U, UPDU rating 3ph|32A|230/415V, combi outputs (24)C13 or C19 RPDU-DER5R-006

UI30027L Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60320 C20 power inlet 230V 16A, locking outputs (10)C13 RPDU-DER5R-003

UR30200 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 1U, input IEC 60320 C20 power inlet 230V 16A, combi outputs (12)
C13 or C19 RPDU-DER5R-004

UU30200 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 1U, input IEC 60320 C20 power inlet 230V 16A, combi outputs (12)
C13 or C19 RPDU-DER5R-006

VA1G8100 Vertiv Geist RTS, Basic (Upgradeable), 1U, input (2) IEC60309 230V 16A, combi outputs (12)C13 or C19 RPDU-DER5R-005

VA1G9100 Vertiv Geist RTS, Basic (Upgradeable), 1U, input (2) IEC60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DER5R-005

VA1G9200 Vertiv Geist RTS, Basic (Upgradeable), 2U,  input (2) IEC60309 230V 32A, combi outputs (24)C13 or C19 RPDU-DER5R-006

VA1U1100 Vertiv Geist RTS, Basic (Upgradeable), 1U,input (2) IEC60320 C14 power inlet 100-240V 10A or 15A,  
locking outputs (10)C13 RPDU-DER5R-005

VA1U2100 Vertiv Geist RTS, Basic (Upgradeable), 1U, input (2) IEC60320 C20 power inlet 100-240V 16A or 20A,  
combi outputs (12)C13 or C19 RPDU-DER5R-005

VA4G21A0 Vertiv Geist RTS, Monitored (Unit Level), 1U, input (2) IEC60309 230V 16A, combi outputs (12)C13 or C19 RPDU-DER5R-006

VA4G31A0 Vertiv Geist RTS, Monitored (Unit Level), 1U, input (2) IEC60309 230V 32A, combi outlets (12)C13 or C19 RPDU-DER5R-006

VA4G31A1 Vertiv Geist RTS, Monitored (Unit Level), 2U, input (2) IEC60309 230V 32A, combi outputs (24)C13 or C19 RPDU-DER5R-007

VA4G8100 Vertiv Geist RTS, Monitored (Unit Level), 1U, input (2) IEC60309 230V 16A, combi outputs (12)C13 or C19 RPDU-DER5R-006

VA4G9100 Vertiv Geist RTS, Monitored (Unit Level), 1U, input (2) IEC60309 230V 32A, combi outlets (12)C13 or C19 RPDU-DER5R-008

VA4G9200 Vertiv Geist RTS, Monitored (Unit Level), 2U, input (2) IEC60309 230V 32A, combi outputs (24)C13 or C19 RPDU-DER5R-006

VA4U1100 Vertiv Geist RTS,  Monitored (Unit Level), 1U, input (2) IEC60320 C14 power inlet 100-240V 10A or 15A, 
locking outputs (10)C13 RPDU-DER5R-006
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VA4U11A0 Vertiv Geist RTS,  Monitored (Unit Level), 1U, input (2) IEC60320 C14 power inlet 100-240V 10A or 15A, 
locking outputs (10)C13 RPDU-DER5R-006

VA4U2100 Vertiv Geist RTS, Monitored (Unit Level), 1U, input (2) IEC60320 C20 power inlet 100-240V 16A or 20A, 
combi outlets (12)C13 or C19 RPDU-DER5R-008

VA4U21A0 Vertiv Geist RTS, Monitored (Unit Level), 1U, input (2) IEC60320 C20 power inlet 100-240V 16A or 20A, 
combi outlets (12)C13 or C19 RPDU-DER5R-006

VA4U31A0 Vertiv Geist RTS, Monitored (Unit Level), 1U, input (2) IEC60309 200-240V 30A or 32A, (1) IEC 2P+E IP44 RPDU-DER5R-007

VA4U9101 Vertiv Geist RTS, Monitored (Unit Level), 1U, input (2) IEC60309 200-240V 30A or 32A, (1) IEC 2P+E IP44 RPDU-DER5R-006

VA5G21A0 Vertiv Geist RTS,  Switched (Unit Level), 1U, input (2) IEC60309 230V 16A, combi outputs (6)C13 or C19 RPDU-DER5R-007

VA5G32A0 Vertiv Geist RTS, Switched (Unit Level), 2U,  input (2) IEC60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DER5R-008

VA5G8100 Vertiv Geist RTS,  Switched (Unit Level), 1U, input (2) IEC60309 230V 16A, combi outputs (6)C13 or C19 RPDU-DER5R-006

VA5G9200 Vertiv Geist RTS, Switched (Unit Level), 2U,  input (2) IEC60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DER5R-007

VA5U1100 Vertiv Geist RTS, Switched (Unit Level), 1U, input (2) IEC60320 C14 power inlet 100-240V 10A or 15A,  
locking outputs (6)C13 RPDU-DER5R-006

VA5U11A0 Vertiv Geist RTS, Switched (Unit Level), 1U, input (2) IEC60320 C14 power inlet 100-240V 10A or 15A,  
locking outputs (6)C13 RPDU-DER5R-007

VA5U2100 Vertiv Geist RTS, Switched (Unit Level), 1U, input (2) IEC60320 C20 power inlet 100-240V 16A or 20A,  
combi outputs (6)C13 or C19 RPDU-DER5R-006

VA5U21A0 Vertiv Geist RTS, Switched (Unit Level), 1U, input (2) IEC60320 C20 power inlet 100-240V 16A or 20A,  
combi outputs (6)C13 or C19 RPDU-DER5R-006

VA6G21A0 Vertiv Geist RTS, Monitored (Outlet Level), 1U, input (2) IEC60309 230V 16A, combi outputs (6)C13 or C19 RPDU-DER5R-007

VA6G32A0 Vertiv Geist RTS, Monitored (Outlet Level), 2U, input (2) IEC60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DER5R-008

VA6G8100 Vertiv Geist RTS, Monitored (Outlet Level), 1U, input (2) IEC60309 230V 16A, combi outputs (6)C13 or C19 RPDU-DER5R-006

VA6G9200 Vertiv Geist RTS, Monitored (Outlet Level), 2U, input (2) IEC60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DER5R-007

VA6U1100 Vertiv Geist RTS, Monitored (Outlet Level), 1U, input (2) IEC60320 C14 power inlet 100-240V 10A or 15A,  
locking outputs (6)C13 RPDU-DER5R-006

VA6U11A0 Vertiv Geist RTS, Monitored (Outlet Level), 1U, input (2) IEC60320 C14 power inlet 100-240V 10A or 15A,  
locking outputs (6)C13 RPDU-DER5R-007

VA6U2100 Vertiv Geist RTS, Monitored (Outlet Level), 1U, input (2) IEC60320 C20 power inlet 100-240V 16A or 20A,  
combi outputs (6)C13 or C19 RPDU-DER5R-006

VA6U21A0 Vertiv Geist RTS, Monitored (Outlet Level), 1U, input (2) IEC60320 C20 power inlet 100-240V 16A or 20A,  
combi outputs (6)C13 or C19 RPDU-DER5R-006

VA7G21A0 Vertiv Geist RTS, Switched (Outlet Level), 1U,input (2) IEC60309 230V 16A, combi outputs (6)C13 or C19 RPDU-DER5R-007

VA7G32A0 Vertiv Geist RTS, Switched (Outlet Level), 2U, input (2) IEC60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DER5R-008

VA7G8100 Vertiv Geist RTS, Switched (Outlet Level), 1U,input (2) IEC60309 230V 16A, combi outputs (6)C13 or C19 RPDU-DER5R-006

VA7G9201 Vertiv Geist RTS, Switched (Outlet Level), 2U, input (2) IEC60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DER5R-007

VA7U1100 Vertiv Geist RTS, Switched (Outlet Level), 1U, input (2) IEC60320 C14 power inlet 100-240V 10A or 15A,  
locking outputs (6)C13 RPDU-DER5R-006

VA7U11A0 Vertiv Geist RTS, Switched (Outlet Level), 1U, input (2) IEC60320 C14 power inlet 100-240V 10A or 15A,  
locking outputs (6)C13 RPDU-DER5R-007

VA7U2100 Vertiv Geist RTS, Switched (Outlet Level), 1U, input (2) IEC60320 C20 power inlet 100-240V 16A or 20A,  
combi outputs (6)C13 or C19 RPDU-DER5R-006

VA7U21A0 Vertiv Geist RTS, Switched (Outlet Level), 1U, input (2) IEC60320 C20 power inlet 100-240V 16A or 20A,  
combi outputs (6)C13 or C19 RPDU-DER5R-007

VP1G9100 Vertiv Geist PDU,Basic (upgradeable), EC, 1U, input IEC60309 power inlet 230V 32A, , Combi Outlets (12)C13/C19 RPDU-DER5R-002

VP1U1100 Vertiv Geist PDU,Basic (upgradeable), EC, 1U, IEC60320 C14 power inlet 100-240V 10A or 15A, locking outputs (10)C13 RPDU-DER5R-002

VP1U2100 Vertiv Geist PDU,Basic (upgradeable), EC, 1U, input IEC 60320 C20 power inlet 100-240V 16A or 20A,  
Combi Outlets (12)C13/C19 RPDU-DER5R-002

VP3G9100 Vertiv Geist PDU,Metered (upgradeable), EC, 1U, input IEC60309 power inlet 230V 32A, , Combi Outlets (12)C13/C29 RPDU-DER5R-002

VP3U2100 Vertiv Geist PDU, Metered(upgradeable), EC, 1U, input IEC 60320 C20 power inlet 100-240V 16A or 20A,  
Combi Outlets (12)C13/C19 RPDU-DER5R-002

VP4G20A1 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (24)C13 (6)C19 RPDU-DER5R-005
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VP4G20A6 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, combi outputs (36)C13 or C19 RPDU-DER5R-005

VP4G20A7 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 16A, combi outputs (36)C13 or C19 RPDU-DER5R-003

VP4G20A9 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 16A, RCM, combi outlets (36)C13 or C19 RPDU-DER5R-004

VP4G20AA Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 16A, RCM, locking outlets (20)C13 (6)C19 RPDU-DER5R-004

VP4G20AB Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, RCM,  
combi outlets (36)C13 or C19 RPDU-DER5R-005

VP4G20AC Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, RCM,  
locking outlets (24)C13 (6)C19 RPDU-DER5R-004

VP4G20AD Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
outputs (18)C13 (2)C19 RPDU-DER5R-004

VP4G20AE Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, outputs (36)C13 (6)C19 RPDU-DER5R-007

VP4G20AG Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 16A, locking outputs (12)C13 (6)C19 RPDU-DER5R-003

VP4G21A0 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230V 16A, locking outlets (10)C13 RPDU-DER5R-004

VP4G21A1 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230/400V 3x16A, locking outlets (6)C13 (3)C19 RPDU-DER5R-004

VP4G30A0 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (20)C13 (6)C19 RPDU-DER5R-004

VP4G30A3 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (30)C13 (6)C19 RPDU-DER5R-005

VP4G30A8 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (12)C13 (12)C19 RPDU-DER5R-006

VP4G30AD Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (24)C13 (6)C19 RPDU-DER5R-006

VP4G30AE Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (36)C13 (6)C19 RPDU-DER5R-006

VP4G30AF Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, combi outputs (36)C13 or C19 RPDU-DER5R-006

VP4G30AK Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 32A, combi outputs (36)C13 or C19 RPDU-DER5R-003

VP4G30AM Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 32A, RCM, combi outlets (36)C13 or C19 RPDU-DER5R-005

VP4G30AN Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 32A, RCM, locking outlets (20)C13 (6)C19 RPDU-DER5R-004

VP4G30AP Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, RCM,  
combi outlets (36)C13 or C19 RPDU-DER5R-006

VP4G30AQ Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, RCM,  
locking outlets (24)C13 (6)C19 RPDU-DER5R-006

VP4G30AR Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 32A, outputs (36)C13 (6)C19 RPDU-DER5R-004

VP4G30AS Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, outputs (30)C13 (12)C19 RPDU-DER5R-007

VP4G31A0 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230/400V 3x32A, locking outlets (6)C19 RPDU-DER5R-005

VP4G31A1 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230V 32A, locking outlets (10)C13 RPDU-DER5R-004

VP4G31A3 Vertiv Geist Rack PDU Monitored (Unit Level), EC, 1U, input IEC 60309 230V 32A, Combi outputs (12) C13 or C19 RPDU-DER5R-004

VP4G31A4 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230V 32A, locking outlets (4)C13 (4)C19 RPDU-DER5R-004

VP4G31A5 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 2U, input IEC 60309 230/400V 3x32A, locking outlets (12)C19 RPDU-DER5R-006

VP4G32A0 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 2U, input IEC 60309 230V 32A, locking outlets (12)C13 (4)C19 RPDU-DER5R-005

VP4G7007 Monitored Unit Level,63A,230/400V WYE,43.4kW,Vertical,(36) Combi C13/C19,3P+N+E (IP67) RPDU-DER5R-007

VP4G9100 Vertiv Geist Rack PDU Monitored (Unit Level), EC, 1U, input IEC 60309 230V 32A, Combi outputs (12) C13 or C19 RPDU-DER5R-003

VP4U1100 Vertiv Geist PDU, Monitored (Unit Level), EC, 1U, IEC60320 C14 power inlet 100-240V 10A or 15A, locking outputs (10)C13 RPDU-DER5R-002

VP4U11A0 Vertiv Geist PDU, Monitored (Unit Level), EC, 1U, IEC60320 C14 power inlet 100-240V 10A or 15A, locking outputs (10)C13 RPDU-DER5R-002

VP4U2100 Vertiv Geist PDU, Monitored (Unit Level), EC, 1U, input IEC 60320 C20 power inlet 100-240V 16A or 20A,  
Combi Outlets (12)C13/C19 RPDU-DER5R-002

VP4U21A1 Vertiv Geist PDU, Monitored (Unit Level), EC, 1U, input IEC 60320 C20 power inlet 100-240V 16A or 20A,  
Combi Outlets (12)C13/C19 RPDU-DER5R-002

VP4UU0A1 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, UPDU rating 3ph|16A|230/415V, combi outputs (42)C13 or C19 RPDU-DER5R-006

VP4UU1A0 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, UPDU rating 3ph|16A|230/415V, combi outlets (12)C13 or C19 RPDU-DER5R-005

VP4UV0A1 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (36)C13 (6)C19 RPDU-DER5R-003
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VP4UV0A2 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, UPDU rating 3ph|32A|230/415V, combi outputs (24)C13 or C19 RPDU-DER5R-006

VP4UV0A3 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, UPDU rating 3ph|32A|230/415V, combi outputs (48)C13 or C19 RPDU-DER5R-006

VP4UV2A0 Vertiv Geist Rack PDU, Monitored (Unit Level), 2U, UPDU rating 3ph|32A|230/415V, locking outlets (12)C13 (6)C19 RPDU-DER5R-006

VP4UV2A1 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 2U, UPDU rating 3ph|32A|230/415V, combi outlets (24)C13 or C19 RPDU-DER5R-006

VP52101 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 1U, input IEC 60320 C20 power inlet 230V 16A,  
combi outputs (12)C13 or C19 RPDU-DER5R-006

VP59100 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 1U, input IEC 60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DER5R-006

VP5G20A0 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (21)C13 (3)C19 RPDU-DER5R-007

VP5G20A2 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (24)C13 (12)C19 RPDU-DER5R-007

VP5G20A3 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (30)C13 (6)C19 RPDU-DER5R-007

VP5G20A8 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230V 16A, locking outputs (10)C13 (2)C19 RPDU-DER5R-006

VP5G20AA Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), EC, 0U, input IEC 60309 230V 16A, RCM,  
combi outputs (24)C13 or C19 RPDU-DER5R-007

VP5G20AB Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), 0U, input IEC 60309 230V 16A, RCM,  
locking outlets (21)C13 (3)C19 RPDU-DER5R-007

VP5G20AC Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), EC, 0U, input IEC 60309 230/400V 3x16A, RCM,  
combi outputs (24)C13 or C19 RPDU-DER5R-007

VP5G20AD Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), 0U, input IEC 60309 230/400V 3x16A, RCM,  
locking outlets (24)C13 (12)C19 RPDU-DER5R-008

VP5G20AE Vertiv Geist PDU, Switched (Unit Level), EC, 0U, 16A, 230V, input IEC 60309, Combi Outlets (24)C13/C19 RPDU-DER5R-006

VP5G20AF Vertiv Geist PDU, Switched (Unit Level), EC, 0U, input IEC 60309, 16A, 230/400V,  Combi Outlets (24)C13/C19 RPDU-DER5R-007

VP5G20AG Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (21)C13 (3)C19 RPDU-DER5R-006

VP5G21A0 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 1U, input IEC 60309 230/400V 3x16A, combi outlets (12)C13 or C19 RPDU-DER5R-006

VP5G30A0 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (30)C13 (6)C19 RPDU-DER5R-008

VP5G30A2 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (24)C13 (12)C19 RPDU-DER5R-008

VP5G30A4 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (12)C13 (12)C19 RPDU-DER5R-008

VP5G30A5 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (42)C13 (6)C19 RPDU-DER5R-008

VP5G30A7 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (20)C13 (4)C19 RPDU-DER5R-006

VP5G30A8 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (18)C13 (6)C19 RPDU-DER5R-006

VP5G30A7 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (20)C13 (4)C19 RPDU-DER5R-006

VP5G30A8 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (18)C13 (6)C19 RPDU-DER5R-006

VP5G30AC Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), 0U, input IEC 60309 230V 32A, RCM,  
locking outlets (20)C13 (4)C19 RPDU-DER5R-007

VP5G30AD Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), EC, 0U, input IEC 60309 230/400V 3x32A, RCM,  
combi outputs (36)C13 or C19 RPDU-DER5R-008

VP5G30AE Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), 0U, input IEC 60309 230/400V 3x32A, RCM,  
locking outlets (30)C13 (6)C19 RPDU-DER5R-008

VP5G30AF Vertiv Geist PDU, Switched (Unit Level), EC, 0U, 32A, 230V, input IEC 60309, Combi Outlets (24)C13/C19 RPDU-DER5R-007

VP5G30AG Vertiv Geist PDU, Switched (Unit Level), EC, 0U, 32A, 230V, input IEC 60309, Combi Outlets (36)C13/C19 RPDU-DER5R-008

VP5G30AH Vertiv Geist PDU, Switched (Unit Level), EC, 0U, 32A, 230/400V, input IEC 60309, Combi Outlets (36)C13/C19 RPDU-DER5R-008

VP5G30AJ Vertiv Geist PDU, Switched (Unit Level), EC, 0U, 32A, 230/400V, input IEC 60309, Combi Outlets (48)C13/C19 RPDU-DER5R-008

VP5G31A0 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 1U, input IEC 60309 230V 32A, combi outlets (12)C13 or C19 RPDU-DER5R-006

VP5G31A1 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 1U, input IEC 60309 230/400V 3x32A, combi outlets (12)C13 or C19 RPDU-DER5R-006

VP5G7000 Vertiv Geist PDU, Switched (Unit Level), EC, 0U, input IEC 60309, 63A, 230/400V,  Combi Outlets (48)C13/C19 RPDU-DER5R-008

VP5G7004 Switched Unit Level Monitoring,63A,230/400V WYE,43.4kW,Vertical,(36) Combi C13/C19,3P+N+E (IP67) RPDU-DER5R-007

VP5U20A0 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A, locking outputs (24)C13 RPDU-DER5R-006

VP5U20A1 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (21)C13 (3)C19 RPDU-DER5R-006
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VP5U20A2 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (18)C13 (6)C19 RPDU-DER5R-006

VP5U20A3 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (10)C13 (2)C19 RPDU-DER5R-006

VP6G30A7 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (20)C13 (4)C19 RPDU-DER5R-007

VP5U21A0 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 1U, input IEC 60320 C20 power inlet 230V 16A,  
combi outlets (12)C13 or C19 RPDU-DER5R-006

VP5UU003 Vertiv Geist PDU, Switched (Unit Level), EC, 0U, 11.0 kW, Variable Power Configuration, Vertical, Combi Outlets (24)C13/C19 RPDU-DER5R-008

VP5UU0A0 Vertiv Geist Rack PDU, Switched (Unit Level), 0U, UPDU rating 3ph|16A|230/415V, locking outputs (30)C13 (6)C19 RPDU-DER5R-008

VP5UU0A1 Vertiv Geist Rack PDU, Switched Unit Level Monitoring EC, Residual Current Metering Type B, 11.0kW, Variable Power 
Configuration, Vertical, (24) Combination C13/C19, Universal Inlet, Black Powder Coat RPDU-DER5R-007

VP5UU0A2 Vertiv Geist Rack PDU, Switched Unit Level Monitoring EC, 11.0kW, Variable Power Configuration, Vertical,  
(24) Combination C13/C19, Universal Inlet, Black Powder Coat RPDU-DER5R-007

VP5UV0A0 Vertiv Geist Rack PDU, Switched (Unit Level), 0U, UPDU rating 3ph|32A|230/415V, locking outputs (18)C13 (12)C19 RPDU-DER5R-008

VP5UV0A1 Vertiv Geist Rack PDU, Switched Unit Level Monitoring EC, Residual Current Metering Type B, 22.0kW, Variable Power 
Configuration, Vertical, (24) Combination C13/C19, Universal Inlet, Black Powder Coat RPDU-DER5R-007

VP5UV0A2 Vertiv Geist PDU, Switched (Unit Level), EC, 0U, 22.0 kW, Variable Power Configuration, Vertical,  
Combi Outlets (48)C13/C19 RPDU-DER5R-008

VP5UV0A3 Vertiv Geist PDU, Switched (Unit Level), EC, 0U, 22.0 kW, Variable Power Configuration, Vertical,  
Combi Outlets (24)C13/C19 RPDU-DER5R-008

VP6G20A0 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (21)C13 (3)C19 RPDU-DER5R-008

VP6G20A2 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x16A, 
locking outputs (24)C13 (12)C19 RPDU-DER5R-008

VP6G20A3 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (30)C13 (6)C19 RPDU-DER5R-008

VP6G20A8 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230V 16A, locking outputs (10)C13 (2)C19 RPDU-DER5R-007

VP6G20AA Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230V 16A, RCM,  combi outputs (24)C13 or C19 RPDU-DER5R-007

VP6G20AB Vertiv Geist Rack PDU, Monitored (Outlet Level), 0U, input IEC 60309 230V 16A, RCM, locking outlets (21)C13 (3)C19 RPDU-DER5R-007

VP6G20AC Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x16A, RCM,  
combi outputs (24)C13 or C19 RPDU-DER5R-007

VP6G20AD Vertiv Geist Rack PDU, Monitored (Outlet Level), 0U, input IEC 60309 230/400V 3x16A, RCM,  
locking outlets (24)C13 (12)C19 RPDU-DER5R-008

VP6G20AE Vertiv Geist PDU, Monitored (Outlet Level), EC, 0U, 16A, 230V, input IEC 60309, Combi Outlets (24)C13/C19 RPDU-DER5R-007

VP6G20AF Vertiv Geist PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309, 16A, 230/400V,  Combi Outlets (24)C13/C19 RPDU-DER5R-007

VP6G21A0 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 1U, input IEC 60309 230/400V 3x16A, combi outlets (12)C13 or C19 RPDU-DER5R-006

VP6G30A0 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x32A,  
locking outputs (30)C13 (6)C19 RPDU-DER5R-008

VP6G30A2 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x32A,  
locking outputs (24)C13 (12)C19 RPDU-DER5R-008

VP6G30A4 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x32A,  
locking outputs (12)C13 (12)C19 RPDU-DER5R-008

VP6G30A5 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x32A,  
locking outputs (42)C13 (6)C19 RPDU-DER5R-008

VP6G30A7 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (20)C13 (4)C19 RPDU-DER5R-007

VP6G30A8 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (18)C13 (6)C19 RPDU-DER5R-007

VP6G30A9 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (30)C13 (6)C19 RPDU-DER5R-007

VP6G30AB Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230V 32A, RCM, combi outputs (24)C13 or C19 RPDU-DER5R-007

VP6G30AC Vertiv Geist Rack PDU, Monitored (Outlet Level), 0U, input IEC 60309 230V 32A, RCM, locking outlets (20)C13 (4)C19 RPDU-DER5R-007

VP6G30AD Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x32A, RCM,  
combi outputs (36)C13 or C19 RPDU-DER5R-008

VP6G30AE Vertiv Geist Rack PDU, Monitored (Outlet Level), 0U, input IEC 60309 230/400V 3x32A, RCM,  
locking outlets (30)C13 (6)C19 RPDU-DER5R-008

VP6G30AF Vertiv Geist PDU, Monitored (Outlet Level) EC, 0U, 32A, 230V, input IEC 60309, Combi Outlets (24)C13/C19 RPDU-DER5R-007
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Part Number Produktfamilie Distributions-Notfallhilfe

VP6G30AG Vertiv Geist PDU, Monitored (Outlet Level) EC, 0U, 32A, 230V, input IEC 60309, Combi Outlets (36)C13/C19 RPDU-DER5R-008

VP6G30AH Vertiv Geist PDU, Monitored (Outlet Level) EC, 0U, 32A, 230/400V, input IEC 60309,  Combi Outlets (36)C13/C19 RPDU-DER5R-008

VP6G30AJ Vertiv Geist PDU, Monitored (Outlet Level) EC, 0U, 32A, 230/400V, input IEC 60309, Combi Outlets (48)C13/C19 RPDU-DER5R-008

VP6G31A0 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 1U, input IEC 60309 230V 32A, combi outlets (12)C13 or C19 RPDU-DER5R-006

VP6G31A1 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 1U, input IEC 60309 230/400V 3x32A, combi outlets (12)C13 or C19 RPDU-DER5R-006

VP6G7000 Vertiv Geist PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309, 63A, 230/400V,  Combi Outlets (48)C13/C19 RPDU-DER5R-008

VP6G7004 Monitored Outlet Level,63A,230/400V WYE,43.4kW,Vertical,(36) Combi C13/C19,3P+N+E (IP67) RPDU-DER5R-007

VP6U20A0 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (24)C13 RPDU-DER5R-007

VP6U20A1 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (21)C13 (3)C19 RPDU-DER5R-007

VP6U20A2 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (18)C13 (6)C19 RPDU-DER5R-007

VP6U20A3 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (10)C13 (2)C19 RPDU-DER5R-007

VP6U21A0 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 1U, input IEC 60320 C20 power inlet 230V 16A,  
combi outlets (12)C13 or C19 RPDU-DER5R-006

VP6UU0A0 Vertiv Geist Rack PDU, Monitored (Outlet Level), 0U, UPDU rating 3ph|16A|230/415V, locking outputs (30)C13 (6)C19 RPDU-DER5R-007

VP6UU0A1 Vertiv Geist Rack PDU, Monitored Outlet Level EC, Residual Current Metering Type B, 11.0kW,  
Variable Power Configuration, Vertical, (24) Combination C13/C19, Universal Inlet, Black Powder Coat RPDU-DER5R-007

VP6UU0A2 Vertiv Geist PDU, Monitored (Outlet Level) EC, 0U, 11.0 kW, Variable Power Configuration, Vertical,  
Combi Outlets (24)C13/C19 RPDU-DER5R-008

VP6UV0A0 Vertiv Geist Rack PDU, Monitored (Outlet Level), 0U, UPDU rating 3ph|32A|230/415V, locking outputs (18)C13 (12)C19 RPDU-DER5R-007

VP6UV0A1 Vertiv Geist Rack PDU, Monitored Outlet Level EC, Residual Current Metering Type B, 22.0kW,  
Variable Power Configuration, Vertical, (24) Combination C13/C19, Universal Inlet, Black Powder Coat. RPDU-DER5R-007

VP6UV0A2 Vertiv Geist PDU, Monitored (Outlet Level) EC, 0U, 22.0 kW, Variable Power Configuration, Vertical,  
Combi Outlets (48)C13/C19 RPDU-DER5R-008

VP6UV0A3 Vertiv Geist PDU, Monitored (Outlet Level) EC, 0U, 22.0 kW, Variable Power Configuration, Vertical,  
Combi Outlets (24)C13/C19 RPDU-DER5R-008

VP7551 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 16A, outputs (20)C13 (4)C19 RPDU-DER5R-001

VP7552 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60320 C20 power inlet 230V 16A, outputs (20)C13 (4)C19 RPDU-DER5R-001

VP7553 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, outputs (20)C13 (4)C19 RPDU-DER5R-002

VP7557 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230/400V 3x16A, outputs (36)C13 (6)C19 RPDU-DER5R-004

VP7G20A0 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (21)C13 (3)C19 RPDU-DER5R-008

VP7G20A2 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (24)C13 (12)C19 RPDU-DER5R-008

VP7G20A3 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (30)C13 (6)C19 RPDU-DER5R-008

VP7G20A8 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60309 230V 16A, locking outputs (10)C13 (2)C19 RPDU-DER5R-007

VP7G20AA Vertiv Geist Rack PDU, Switched (Outlet Level Monitoring), EC, 0U, input IEC 60309 230V 16A, RCM,  
combi outputs (24)C13 or C19 RPDU-DER5R-007

VP7G20AB Vertiv Geist Rack PDU, Switched (Outlet Level Monitoring), 0U, input IEC 60309 230V 16A, RCM,  
locking outlets (21)C13 (3)C19 RPDU-DER5R-007

VP7G20AC Vertiv Geist Rack PDU, Switched (Outlet Level Monitoring), EC, 0U, input IEC 60309 230/400V 3x16A, RCM,  
combi outputs (24)C13 or C19 RPDU-DER5R-007

VP7G20AD Vertiv Geist Rack PDU, Switched (Outlet Level Monitoring), 0U, input IEC 60309 230/400V 3x16A, RCM,  
locking outlets (24)C13 (12)C19 RPDU-DER5R-008

VP7G20AE Vertiv Geist PDU, Switched (Outlet Level), EC, 0U, 16A, 230V, input IEC 60309, Combi Outlets (24)C13/C19 RPDU-DER5R-007

VP7G20AF Vertiv Geist PDU, Switched (Outlet Level), EC, 0U, input IEC 60309, 16A, 230/400V,  Combi Outlets (24)C13/C19 RPDU-DER5R-007

VP7G21A0 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 1U, input IEC 60309 230/400V 3x16A, combi outlets (12)C13 or C19 RPDU-DER5R-006

VP7G30A0 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (30)C13 (6)C19 RPDU-DER5R-008

VP7G30A2 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (24)C13 (12)C19 RPDU-DER5R-008

VP7G30A4 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (12)C13 (12)C19 RPDU-DER5R-008
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Serviceangebot für den Channel

Part Number Produktfamilie Distributions-Notfallhilfe

VP7G30A5 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x32A, 
locking outputs (42)C13 (6)C19 RPDU-DER5R-008

VP7G30A7 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (20)C13 (4)C19 RPDU-DER5R-007

VP7G30A8 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (18)C13 (6)C19 RPDU-DER5R-007

VP7G30A9 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (30)C13 (6)C19 RPDU-DER5R-008

VP7G30AB Vertiv Geist Rack PDU, Switched (Outlet Level Monitoring), EC, 0U, input IEC 60309 230V 32A, RCM,  
combi outputs (24)C13 or C19 RPDU-DER5R-007

VP7G30AC Vertiv Geist Rack PDU, Switched (Outlet Level Monitoring), 0U, input IEC 60309 230V 32A, RCM,  
locking outlets (20)C13 (4)C19 RPDU-DER5R-007

VP7G30AD Vertiv Geist Rack PDU, Switched (Outlet Level Monitoring), EC, 0U, input IEC 60309 230/400V 3x32A, RCM,  
combi outlets (36)C13 or C19 RPDU-DER5R-008

VP7G30AE Vertiv Geist Rack PDU, Switched (Outlet Level Monitoring), 0U, input IEC 60309 230/400V 3x32A, RCM,  
locking outlets (30)C13 (6)C19 RPDU-DER5R-008

VP7G30AF Vertiv Geist PDU, Switched (Outlet Level), EC, 0U, 32A, 230V, input IEC 60309, Combi Outlets (24)C13/C19 RPDU-DER5R-007

VP7G30AG Vertiv Geist PDU, Switched (Outlet Level), EC, 0U, 32A, 230V, input IEC 60309, Combi Outlets (36)C13/C19 RPDU-DER5R-008

VP7G30AH Vertiv Geist PDU, Switched (Outlet Level), EC, 0U, 32A, 230/400V, input IEC 60309, Combi Outlets (36)C13/C19 RPDU-DER5R-008

VP7G30AJ Vertiv Geist PDU, Switched (Outlet Level), EC, 0U, 32A, 230/400V, input IEC 60309, , Combi Outlets (48)C13/C19 RPDU-DER5R-008

VP7G31A0 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 1U, input IEC 60309 230V 32A, combi outlets (12)C13 or C19 RPDU-DER5R-006

VP7G31A1 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 1U, input IEC 60309 230/400V 3x32A, combi outlets (12)C13 or C19 RPDU-DER5R-006

VP7G7002 Vertiv Geist PDU, Switched (Outlet Level), EC, 0U, input IEC 60309, 63A, 230/400V,  Combi Outlets (48)C13/C19 RPDU-DER5R-008

VP7G7004 Switched Outlet Level Monitoring,63A,230/400V WYE,43.4kW,Vertical,(36) Combi C13/C19,3P+N+E (IP67) RPDU-DER5R-007

VP7GA001 rPDU, Switched Outlet Level Monitoring, 80A, 240/415V WYE, 57.6kW, Vertical, (36) Combination C13/C19, Hardwired, 
Black Powder Coat. RPDU-DER5R-008

VP7U20A0 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (24)C13 RPDU-DER5R-007

VP7U20A1 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (21)C13 (3)C19 RPDU-DER5R-006

VP7U20A2 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (18)C13 (6)C19 RPDU-DER5R-007

VP7U20A3 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (10)C13 (2)C19 RPDU-DER5R-007

VP7U21A0 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 1U, input IEC 60320 C20 power inlet 230V 16A,  
combi outlets (12)C13 or C19 RPDU-DER5R-006

VP7UA001 Switched Outlet Level Monitoring, 80A, 230/400V WYE, 55.2kW, Vertical, (36) Combi C13/C19, Hardwired RPDU-DER5R-008

VP7UA002 rPDU, Switched Outlet Level Monitoring, 80A, 240/415V WYE, 57.6kW, Vertical, (36) Combination C13/C19, Hardwired,  
Black Powder Coat RPDU-DER5R-008

VP7UU0A0 Vertiv Geist Rack PDU, Switched (Outlet Level), 0U, UPDU rating 3ph|16A|230/415V, locking outputs (30)C13 (6)C19 RPDU-DER5R-008

VP7UU0A1 Vertiv Geist Rack PDU, Switched Outlet Level Monitoring EC, Residual Current Metering Type B, 11.0kW,  
Variable Power Configuration, Vertical, (24) Combination C13/C19, Universal Inlet, Black Powder Coat. RPDU-DER5R-007

VP7UU0A2 Vertiv Geist PDU, Switched (Outlet Level), EC, 0U, 11.0 kW, Variable Power Configuration, Vertical,  
Combi Outlets (24)C13/C19 RPDU-DER5R-008

VP7UV0A0 Vertiv Geist Rack PDU, Switched (Outlet Level), 0U, UPDU rating 3ph|32A|230/415V, locking outputs (18)C13 (12)C19 RPDU-DER5R-008

VP7UV0A1 Vertiv Geist Rack PDU, Switched Outlet Level Monitoring EC, Residual Current Metering Type B, 22.0kW,  
Variable Power Configuration, Vertical, (24) Combination C13/C19, Universal Inlet, Black Powder Coat RPDU-DER5R-007

VP7UV0A2 Vertiv Geist PDU, Switched (Outlet Level), EC, 0U, 22.0 kW, Variable Power Configuration, Vertical,  
Combi Outlets (48)C13/C19 RPDU-DER5R-008

VP7UV0A3 Vertiv Geist PDU, Switched (Outlet Level), EC, 0U, 22.0 kW Variable Power Configuration, Vertical,  
Combi Outlets (24)C13/C19 RPDU-DER5R-008

VP9559 Vertiv Geist Rack PDU, Basic, 1U, input IEC 60320 C20 power inlet 230V 16A, outputs (10)C13 (2)C19 RPDU-DER5R-002
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Serviceprogramm Beschreibung Teilenummer

Start-Up Rack PDU Site Multiple (8x5) PS-RPDU-ST8x5-PDU-M

Start-Up Rack PDU Site Multiple (24x7) PS-RPDU-ST24x7-PDU-M

Start-Up Rack PDU Site Single (8x5) PS-RPDU-ST8x5-PDU-S

Start-Up Rack PDU Site Single (24x7) PS-RPDU-ST24x7-PDU-S

Einsatz vor Ort

Standard

Warranty Extension +2
Complimentary with registration

Advanced

Distribution Emergency

Elite

Distribution Emergency
Renewal

Recommended
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